
 

 

 

302  SoftFinish® Slotted Screwdriver.  

  

 
 

 Round Blade. 

 
 

Blade  High quality chrome-vanadium-molybdenum steel, through hardened, chrome-plated. 

Wiha ChromTop® finish on tip for a perfect fit every time. 

 

 

Handle  Ergonomic Wiha SoftFinish® multi-component handle with roll-off protection.  

 
 

Standards  DIN 5265, ISO 2380. 

 
 

Application  Especially for dry and general applications.  

 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 



 
 
 
 

Order No. 
      

00684 2,0 65  0,4  2,0 169  23  

00685 2,5 75  0,4  2,5 179  23  

00686 3,0 80  0,5  3,0 184  23  

00687 3,0 100  0,5  3,0 204  23  

00689 3,0 150  0,5  3,0 254  23  

00690 3,0 200  0,5  3,0 304  23  

00691 3,5 100  0,6  3,5 204  23  

26931 3,5 200  0,5  3,5 304  23  

00692 4,0 100  0,8  4,0 211  30  

00694 4,0 150  0,8  4,0 261  30  

00695 4,0 200  0,8  4,0 311  30  

00696 4,0 300  0,8  4,0 411  30  

27753 4,5 80  0,8  4,5 191  30  

00697 4,5 125  0,8  4,5 236  30  

00698 5,5 125  1,0  5,5 236  30  

00700 5,5 150  1,0  5,5 261  30  

00701 5,5 200  1,0  5,5 311  30  

00702 5,5 300  1,0  5,5 411  30  

27754 6,0 100  1,2  6,0 218  36  

27755 6,0 150  1,2  6,0 268  36  

00704 6,5 100  1,2  6,0 218  36  

00703 6,5 150  1,2  6,0 268  36  

00706 6,5 200  1,2  6,0 318  36  

00708 8,0 150  1,2  7,0 274  41  

00707 8,0 175  1,2  7,0 299  41  

00709 8,0 175  1,6  7,0 299  41  

00711 10,0 200  1,6  8,0 324  41  

00712 12,0 250  2,0  8,0 374  41  

00713 14,0 250  2,5  11,0 374  41  
 

  

 


