
Screw-Screwless Connectors

900 Q - 1 - 12 pole, with 4 screwless terminals 
per pole

Approvals

Click for Approvals (PDF)

Nominal cross-section
screwless terminals

mm2 1,5 1,5
20-16 AWG

10 amp.

Nominal cross-section
screw terminals

mm2 2,5 2,5
18-14 AWG

10 amp.

Voltage rating V 450 450 300

Technical data

Connection external (screw): 0.5 - 4.0 mm²
internal (screwless): 4 x 0.5 - 1.5 mm² solid

Fixing with screw or rivet size Ø 3.0 mm

Mouldings polyamide 6/6, white
flammability rating to UL 94: V-2
continuous working temperature 100 °C
short-time temperature 160 °C

Contacts steel, plated
clamping springs: spring steel

Screws M3: ↻ max. 0.5 Nm
steel, zinc plated, chromed

Current rating to EN 60598: 16 A at T 85 °C
to EN 60998: 17.5 A at T 85 °C

Stripping length screw terminals: 8 - 8.5 mm
screwless terminals: 7 - 7.5 mm

Upon request
7 - 11 pole, printing, glow wire polyamide to EN 60335-1, PE contact pre-assembled, 
with wire protector; further product variants here

Variants

900 Q RZ 1 - 12 pole, with 4 screwless terminals, with catch pins

Accessories

ZEL 110 universal, screwless strain relief clamp

Order info

Description Item Order No. PU

1 pole 900 Q/ 1 114001 500

2 pole 900 Q/ 2 114002 1500

3 pole 900 Q/ 3 114003 800

4 pole 900 Q/ 4 114004 500

5 pole 900 Q/ 5 114005 500

6 pole 900 Q/ 6 114006 500

12 pole 900 Q/12 114012 40

Seite 1 von 1900 Q - Adels-Contact

10.12.2015http://www.adels-contact.de/web/en/kart501035?BfTQhAC1BVcwB


