
980401
02

SIDA: 1/10ELFA artikelnr.
50-151-10 EMC-list Slot 77-010-02
50-151-28 EMC-list Slot 77-011-02
50-151-69 EMC-list River 97-955-02
50-152-01 EMC-list All 97-500-02
50-152-19 EMC-list All 97-520-02
50-152-27 EMC-list All 97-537-02
50-152-35 EMC-list Large 97-438-02
50-152-43 EMC-list Large 97-440-02
50-152-50 EMC-list Twist 97-550-02
50-152-68 EMC-list Twist 97-556-02
50-152-76 EMC-list Twist 97-558-02
50-152-84 EMC-list Twist 97-559-02
50-152-92 EMC-list ClipOn 97-604-02
50-153-00 EMC-list ClipOn 97-610-02
50-153-18 EMC-list ClipOn 97-620-02

50-153-26 EMC-list ClipOn 97-630-02
50-154-09 EMC-list ClipOn 97-655-02
50-154-17 EMC-list ClipOn 97-656-02
50-154-25 EMC-list ClipOn 97-976-02
50-154-33 EMC-list ClipOn 97-974-02
50-154-41 EMC-list D-sub 9p SS
50-154-58 EMC-list D-sub 15p SS
50-154-66 EMC-list D-sub 25p SS
50-154-74 EMC-list D-sub 37p SS
50-154-82 EMC-list D-sub 50p SS
50-154-90 EMC-list DIN Kont. Large
50-155-08 EMC-list DIN Kont. Mini
50-155-16 EMC-list Contact 97-221
50-155-24 EMC-list Contact 97-390
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Load/Deflection Data

Load Charts for EMI Gaskets

Part No. LARGEST OPENING DESIGN HEIGHT SMALLEST OPENING

77-010

Height

Inches

(mm)

0,055

(1,40)

0.120

(3,05)

Load

Lb/Ft

(Kg/m)

10

(15)

12

(18)

Height

Inches

(mm)

0.045

(1,14)

0.095

(2,41)

Load

Lb/Ft

(Kg/m)

21

(31)

29

(43)

Height

Inches

(mm)

0.035

(0,89)

0.070

(1,78)

Load Height Load Height Load

Lb/Ft Inches Lb/Ft Inches Lb/Ft

(Kg/m) (mm) (Kg/m) (mm) (Kg/m)

34 0.025 47 0.015 62

(51) (0,64) (70) (0,38) (92)

48 0.045 74 0.020 121

(71) (1,14) (110) (0,51) (180)

77-011

Load Charts for Grounding Strips

Part No.

97-221

97-390

SMALLEST
DEFLECTION

Deflection Load
Inches Lb/Ft
(mm) (Kg/m)

0.067 18

(1,70) (27)

0.193 23

(4,90) (34)

Deflection
Inches
(mm)

0.064

(1,63)

0.186

(4,72)

Load
Lb/Ft

(Kg/m)

31

(46)

55

(82)

Deflection
Inches
(mm)

0.061

(1,55)

0.179

(4,55)

Load
Lb/Ft

(Kg/m)

51

(76)

90

(134)

Deflection
Inches
(mm)

0.058

(1,47)

0.172

(4,37)

Load
Lb/Ft

(Kg/m)

66

(98)

138

(205)

LARGEST
DEFLECTION

Deflection Load
Inches Lb/Ft
(mm) (Kg/m)

0.055 85

(1,40) (126)

0.165 183

(4,19) (272)

Load Charts for EMI Gaskets

Part No.

97-438

97-440

97-500

97-520

97-537

LARGEST OPENING

Height Load

Inches Lb/Ft

(mm) (Kg/m)

0.215 10

(5,46) (15)

0.35 17

(8,9) (25)

0.190 16

(4,83) (24)

0.125 18

(3,18) (27)

Height

Inches

(mm)

0.180

(4,57)

0.29

(7,2)

0.155

(3,94)

0.110

(2,79)

Load

Lb/Ft

(kg/m)

22

(33)

31

(46)

26

(39)

32

(48)

DESIGN HEIGHT

Height Load

Inches Lb/Ft

(mm) (Kg/m)

0.145 32

(3,68) (48)

0.23 41

(5,7) (61)

0.115 35

(2,92) (52)

0.100 39

(2,54) (58)

Height

Inches

(mm)

0.110

(2,79)

0.16

(4,1)

0.080

(2,03)

0.085

(2,16)

Load

Lb/Ft

(Kg/m)

42

(62)

51

(75)

44

(65)

49

(73)

SMALLEST OPENING

Height Load

Inches Lb/Ft

(mm) (Kg/m)

0.075 60

(1,91) (89)

0.10 64

(2,5) (95)

0.040 53

(1,02) (78)

0.070 59

(1,78) (88)

0,35

(8,9)

0,026

(0,66)

2 7

(40)

8

(12)

0,29

(7,2)

0,022

(0,56)

4 7

(69)

1 4

(21)

0,23

(5,7)

0,018

(0,46)

6 2

(92)

2 5
(37)

0,16

(4,1)

0,014

(0,36)

7 2

(107)

3 3

(49)

0,10

(2,5)

0,010

(0,25)

87

(129)

48

7 1
97-550

97-556

97-558

97-559

0.063 29 0.056 46 0.049 64 0.042 82 0.035 123

(1,60) (42) (1,42) (68) (1,24) (94) (1,07) (122) (0,89) (183)

0.063 10 0.056 21 0.049 37 0.042 46 0.035 52

(1,60) (15) (1,42) (31) (1,24) (55) (1,07) (68) (0,89) (77)

0.064 11 0.058 21 0.052 32 0.046 39 0.040 45

(1,63) (17) (1,47) (32) (1,32) (47) (1,17) (58) (1,02) (66)
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Load/Deflection Data
Load Charts for EMI Gaskets

Part No. LARGEST OPENING

Height Load

Inches Lb/Ft

Height Load

Inches Lb/Ft

DESIGN HEIGHT

Height Load

Inches Lb/Ft

Height

Inches

Load

Lb/Ft

SMALLEST OPENING

Height Load

Inches Lb/Ft

(mm) (Kg/m) (mm) (Kg/m) (mm) (Kg/m) (mm) (Kg/m) (mm) (Kg/m)

97-604 0.245 6 0.210 13 0.170 22 0.135 30 0.100 40

(6,22) (9) (5,33) (19) (4,32) (33) (3,43) (45) (2,54) (60)

97-610 0.093 3 0.086 11 0.079 23 0.072 37 0.065 69

(2,36) (4) (2,18) (16) (2,01) (34) (1,83) (55) (1,65) (103)

97-620 0.073 32 0.066 75 0.059 118 0.052 170 0.045 205

(1,85) (48) (1,68) (112) (1,50) (176) (1,32) (253) (1,14) (305)

97-630 0.180 3 0.155 6 0.125 11 0,100 16 0,070 25

(4,57) (4) (3,94) (9) (3,18) (16) (2,54) (24) (1,78) (37)

97-655 0.080 37 0.070 27 0.060 17 0.050 8 0.040 4

(2,03) (55) (1,78) (40) (1,52) (25) (1,27) (12) (1,02) (6)

97-955 0.126 11 0.112 21 0.098 28 0.084 37 0.070 62

(3,20) (16) (2,84) (31) (2,49) (42) (2,13) (55) (1,78) (92)

97-974 0.130 0.8 0.110 1.5 0.090 2.5 0.070 3.6 0.050 5.1

(3,30) (1,2) (2,79) (2,2) (2,29) (3,7) (1,78) (5,4) (1,27) (7,6)

97-976 0.145 1.4 0.115 3.1 0.080 5.0 0.050 6.6 0.020 8.9

(3,68) (2,1) (2,92) (4,6) (2,03) (7,4) (1,27) (9,8) (0,51) (13,2)


