COMMUNICATION & CONTROL

UL TYPECM
UL AWM 2464, CSA OMG FT4 MULTIPAIR FOIL SHIELD
300 VOLT PVC PVC
CHARACTERISTICS
OPERATING TEMIPERATURE
= —20°Cto 80°C- AM
m 75°C- QM
VOLTAGE RATING:
= 300 \oit
COLOR DESCRIPTION: 80°C300V PVC- UL2464 - TYPECM
= Qolor Gode: Ghart KPage 377 24 AWG (0,23nmm), 7/ 32 (7x0,20mm), Insulation Thickness 0.010" (0,25mm)
Grart CPage 374 No. of Jacket Thickness Diameter Drain Wire
= boket Qlor: Gay Pairs
PRODUCT DESCRIPTION: 5471C 1 0.032 0,81 0.16 4,1 24 7/32
- rcor S o s B
" Insation: GlorGoded AC 5474C 4 0032 081 024 61 24 7/32
= Shield Auminum/ Rdlyedter, Foil Fadng In 5475C 5 0.035 0,89 027 69 24 7/32
= Drain Wire: Sranded Tinned Gopper 5476C 6 0.035 0,89 030 7.6 24 7/32
= et PC 5477C 7 0.035 0,89 030 7.6 24 7/32
et: 5478C 8 0.035 0,89 032 81 24 7/32
5479C 9 0.037 0,94 034 86 24 7/32
5480C 10 0.040 1,02 0.38 96 24 7/32
SPECIHCATIONS 5480/15C 15 0.040 102 042 108 24 7/32
5480/19C 19 0.040 1,02 045 11,4 24  7/32
= U Type GV AMVI 2464 5480/25C 25 0045 114 053 134 24  7/32
= CGAQVIGFT4 _ 5480/50C* 50 0.053 1,35 070 17,8 24  7/32
® Passes UL \ertical Tray Hame Test See page 214 for 22 AWG product.
@LISTED EES\?\7|IS-1 Flame Test ) Certified
Underwriters Laboratories Inc.  Canadian Standards Association
AVAILABILTY
= 100 ft (30,5m), 500 ft (152m), 1000 ft (305m) put-ps
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ALPHA WIRE COMPANY
CUSTOMER PRODUCT SPECIFICATION

Part Number: 5475C Issue: 4
Page 1 of 1 Pages Issue Date: 5/13/2004
Effective Date: 7/30/2004
A. Construction Diameters
1) Component 1 5 X1 PAIR
a) Conductor 24 (7/32) AWG TC
b) Insulation 0.010" Wall, Nom. PVC, Semi Rigid 0.044
(1) Color Code Alpha Wire Color Code K
Pair Color Pair Color Pair Color
1 BLACK-RED 3 BLACK-GREEN 5 BLACK-YELLOW
2 BLACK-WHITE 4 BLACK-BLUE
c) Pair 2/Cond Cabled Together
(1) Twists: 9.6 Twists/foot (min)
2) Cable Assembly 5 Components Bunch Cabled
a) Twists: 4.4 Twists/foot (min)
3) Shield: Alum/Mylar Tape, 25% Overlap, Min.
a) Foil Direction Foil Facing In
b) Drain Wire 24 (7/32) AWG TC
4) Jacket 0.035" Wall, Nom., PVC 0.270+/- 0.016
a) Color(s) GRAY
b) Print ALPHA WIRE-* P/N 5475C 5PR 24 AWG

SHIELDED 75C (UL) TYPE CM OR AWM 2464 --- LLXXXXXX
CSA TYPE CMG FT4

* = Factory Code
[Note: Product may have c(UL) or CSA markings depending upon plant of manufacture.]
B. Industry Approvals

1) UL AWM/STYLE2464 80°C / 300V
CM 75°C / 300V
2) CSA International CMG 60°C
FT4
C. Physical & Mechanical Properties
1) Temperature Range -20 to 80°C
2) Bend Radius 10X Cable Diameter
D. Electrical Properties
1) Voltage Rating 300 Vgus
E. Other
1) Packaging
a) 1000 FT

b) 500 FT
c) 100 FT
d) Bulk(Made-to-order)



