
 

 

 

260P  PicoFinish Slotted Screwdriver.  

  

 
 

 Handle with Rotating Cap and Rapid-turning Zone. 

 
 

Blade  High quality chrome-vanadium-molybdenum steel, through hardened, chrome-plated. 

Wiha ChromTop® finish on tip for a perfect fit every time. 

 

 

Handle  Wiha PicoFinish handle for rapid rotation. 

 
 

Application  Ideal for high-precision work with electro-technical and precision components.  

 
 

Order No. 
      

00475 0,8  40 0,16  2,0 134  9  

00476 1,0  40 0,18  2,0 134  9  

00477 1,2  40 0,2  2,0 134  9  

00478 1,5  40 0,25  2,0 134  9  

00479 1,5  60 0,25  2,0 154  9  

00480 1,8  40 0,3  2,0 134  9  

00481 1,8  60 0,3  2,0 154  9  

00482 2,0  40 0,4  2,0 140  18  

00484 2,0  60 0,4  2,0 160  18  

00485 2,0  100 0,4  2,0 200  18  

00486 2,5  50 0,4  2,5 150  18  

00487 2,5  75 0,4  2,5 175  18  

00488 2,5  100 0,4  2,5 200  18  

00490 3,0  50 0,5  3,0 150  18  

00492 3,0  100 0,5  3,0 200  18  

00493 3,0  150 0,5  3,0 250  18  

00495 3,5  60 0,6  3,5 160  18  

00497 4,0  60 0,8  4,0 160  18  

00498 4,0  100 0,8  4,0 200  18  

00499 4,0  150 0,8  4,0 250  18  
 

  

 


