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SCHEMATIC  DIAGRAM

UNLESS OTHERWISE SPECIFIED, TOLERANCE ON DECIMAL: 0.3

X REVISIONS
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Tolerance : +0.05(Printed—Top view)
LEAD FREE
4 |CONTACT FOOT 11C2680 t=0.4 [Cu/Sn PLATED
3 |[CONTACT FOOT 6 | C5191 t=0.4 |Ag PLATED
2 |COAT 1 | SPCC t=0.5 [Cu/Sn PLATED
1 |HOUSING 1| PBT 4815 UL—94VO(BLACK)
LTR PART NAME QTY| MATERIAL REMARK
DWN JON DATE|  2013.05.19 NAME
3RD ANGLE
CHKD JON DATE|  2013.05.19  |PROJECTION AT zo.m JACK
APVD ELVIS DATE|  2013.05.19  |UNIT: mm MD-09030-6
DWN.NO.




