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Side plates (Depth) 175 mm 31.12 34561-185 34561-485 34561-785

235.mm 31.12 34561-187 34561-487 34561-787

295 mm 31.12 34561-189 34561-489 34561-789

355 mm 31.12 34561-191 34561-491 34561-791
Top cover 31.13 34561-197 34561-497 34561-797
Rear trim 31.32 34561-198 34561-498 34561-798
Assembly parts (100 pcs.) torx-screw M 4 x 6 31.32 24560-135

square nut M 4 31.32 24560-140

. a2pP 1 e3HP i B4HP. ] 1Metre

Horizontal rail (front) short lip (Type L-SL) 31.18 | 34560-142 34560-163 34560-184 34560-101

long lip (Type L-LL) 31.18 | 34560-342 34560-363 34560-384 34560-301
Horizontal rail (rear) for top/bottom (Type L-ST) 31.20 | 34560-442 34560-463 34560-484 34560-401
Egcft?:r?:rrgoummg tor the centre (Type ST) 3122 | 34561-042 | 34561-063 | 34561-084 | 34561-001
with ipnsulating strips insulating strips 31.25| 60817-118 30894-444 60817-061 -

Z rail {DIN 41612) 31.24 | 30822-045 30822-065 30822-089 -

Zrail {DIN 41617) 31.24 30819-763 30819-783 30819-808 -
Horizontal rail (rear) for top/bottom (Type L-VT) 31.20 | 34560-642 34560-663 34560-684 34560-601
VT Recessed. For direct = -
backplane assembly. for the centre (Tyoe VT) 31221 34561-142 | 34561-163 | 34561-184 | 34561-101
(without insulating
strips) perforated rail (DIN 41612) | 31.24 | 34899.902 | 30822-204 | 30822-206 -
Horizontal rail (rear) for top/bottom (Type L-MZ) | 31.21 . . . "
NZ witlh Z rail for direct 34560-842 34560-863 34560-884 34560-801
mounting of DIN 41 612 for the centre (Type MZ) 31.22
connectors. 34561-242 34561-263 34561-284 34561-201
Assembly parts (100 pcs) sorx-screw M4 x 14 52.19 24560-130
Threaded inserts M25 31.26 | 34561-342 34561-363 34561-384 -
Perforated strip 31.26 30845-211 30845-232 30845-253 -
Grub screw M25 1kit (100 pcs.) - 21101-359 -
vaer plate. 160 mm 31.28 | 34561-842 34561-863 34561-884 -
Standard for card depth 220 mm 3128 | 34561-942 | 34561-963 | 34561-984 -
Cover pla_te. 175 mm 31.28 | 24560-031 24560-041 24560-051 -
EMC for side plate deoth 235 mm 3128 | 24560-032 | 24560-042 | 24560-052 -

295 mm 31.28 | 24560-033 24560-043 24560-053 -

355 mm 31.28 | 24560-034 24560-044 24560-054 -
Contact strips. 10 pcs. 31.30 | 24560-241 24560-243 24560-245 -
Cover plate/horizental rail 100 pes. 31.30 - _ 24560-246 _
Contact strips. 10 pes. 31.30 | 24560-231 '@ 24560-233 24560-235 -
Horizontal rail/fron* panel 100 pcs. 31.30 - i — 24560-236 -
Rear hood. 3U 31.31 34561-750 | 34561-751 34561-752 -
EMC 6U 3131 | 34561-762 | 34561-763 | 34561-764 -
Guide rail. 160 mm 31.42 64560-001
Standard for board length 220 mm 31.42 64560-002

Further guide rails . . .......
Further components. .......

see page 31.42
see page 31.10
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