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Color Thickness Dim. a Dim. b Packaging Min.OU Width Length EAN / item no.

Stretch metal in raw steel

raw 1.2mm 6.0 mm 3.5 mm sealed 5 pcs. 250mm 500mm 4001116376047

raw 1.2mm 6.0 mm 3.5 mm sealed 5 pcs. 120mm 1000mm 4001116376009

raw 1.2mm 6.0 mm 3.5 mm sealed 5 pcs. 200mm 1000mm 4001116376016

raw 1.2mm 6.0 mm 3.5 mm sealed 5 pcs. 300mm 1000mm 4001116376023

raw 1.2mm 6.0 mm 3.5 mm sealed 5 pcs. 600mm 1000mm 4001116376030

raw 2.2mm 10.0 mm 5.8 mm sealed 5 pcs. 600mm 1000mm 4001116 376535

raw 2.2mm 10.0 mm 5.8 mm sealed 5 pcs. 120mm 1000mm 4001116 376504

raw 2.2mm 10.0 mm 5.8 mm sealed 5 pcs. 200mm 1000mm 4001116 376511

raw 2.2mm 10.0 mm 5.8 mm sealed 5 pcs. 300mm 1000mm 4001116 376528

raw 2.2mm 10.0 mm 5.8 mm sealed 5 pcs. 250mm 500mm 4001116 376542

raw 2.8mm 16.0 mm 8.0 mm sealed 5 pcs. 250mm 500mm 4001116 377044

raw 2.8mm 16.0 mm 8.0 mm sealed 5 pcs. 120mm 1000mm 4001116 377006

raw 2.8mm 16.0 mm 8.0 mm sealed 5 pcs. 200mm 1000mm 4001116 377013

raw 2.8mm 16.0 mm 8.0 mm sealed 5 pcs. 300mm 1000mm 4001116 377020

raw 2.8mm 16.0 mm 8.0 mm sealed 5 pcs. 600mm 1000mm 4001116 377037

Stretch sheets

Sheets and accessories
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