
Material Max. circuit 
board size

Circuit board 
thick Dimensions Individual 

packing

ABS arm + metal base 20 x 14 cm 1.2 /1.8 /2.0 / 
3.0mm

30 x 16.5 x 
12.5 cm Color box

Magnifying lens size Ø90mm & Ø20mm
Magnification 2.5X(6D) + 6.25X(21D) 
Magnification material Acrylic
Light source 16 pcs SMD LEDs
Neck length
(for magnifier) 265mm

Neck length
(for alligator clips) 250mm

Base size 190x170mm

Power
Battery 1.5V AA x 4pcs batteries 

(not included)

Adaptor DC 6V 0.5A adaptor input 
(not included)

Individual packing Color box

Model No. Material Magnification Base OAL. Individual packingMagnifer Arm Base
608-391A Acrylic

Low carbon steel Cast-iron
Ø 50mm 6D(2.5X) 54x54x57mm

Color box608-391E Glass Ø 60mm 7.5D(3X) 55x55x35mm
608-391B Non Non 54x54x57mm

Accessories:
Sponge size(30 x 50mm), Solder 
flux x10g, Brass tip cleaner x17g
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• The practical helper for electronics 
and model-making.

• Holding clamps adjustable in many 
ways, complete with magnifying glass 

   Ø 3.5"(90mm), magnification:2.5X.
• Individual packing: Blister card.

• Maximum thickness of table or 
bench edge: 1.5"(40mm)

• Including magnifier arm x1, 
magnet arm x1, stayput arms x4

• Individual packing: Blister card 

Multi function

Allows 360 degrees 
rotation and can be 
secured in any position

4 different thickness holders

608-391A 608-391E 608-391B

97mm

SN-390

SN-394

SN-396Adjustable Soldering 
Clamp Holder

Helping Hands Octopus 
Clamp Kit

Soldering Helping Hand  
with LED Magnifier

Helping Hands

SN-392 Helping Hands

Max. Open 200mm
Allow 360°  Rotation

16 SMD LEDs
Magnifiers

Features
Rigid metal structure ● Rubber pad 
● 2 adjustable ABS grip ● 4 different 
thicknesses ● Lightweight design



Model No. Material OAL.(mm) Individual packing

1PK-H074

Nylon+Fiber

150 Blister card

9H084 155

Polybag9H085 140

9H086 173

122 886-2-22183233
Sales support

pk@mail.prokits.com.tw
E-mail

www.prokits.com.tw
Global website

SO
LD

ER
ING

& D
ES

OL
DE

RIN
G

• Quick-bend function 0.5"/0.6"/0.7" pitch (5/6/7-hole)
• 30˚ incline design
• The heat sink: Help doing wire layout for work smart 

and efficiently.

CrushQuick-bendHoldDissipate hot

Needle Scrape

Fork

Hook Brush

ReamerChip holder

Lever Needle

Hook

Hook

1PK-H074/9H084/9H085/9H086

DP-3616

1PK-3616 SH-4017

108-361

Solder Aid Tools

Solder Aid Tools

Solder Aid Tools Solder Aid Tools

Solder Aid Tools

Individual packing
Blister card

Individual packing
Blister card

Individual packing
Blister card
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