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Hasps

Order 
Reference Colour

Max. Shackle 
Diameter (mm)

Min. Shackle 
Clearance (mm) Quantity

236919 Red 10.00 20.00 1

Lock out small switch boxes to large control units and levers with one device - 
no need for separate hasps of different sizes!

• Two-in-one hasp sizes: 31.75 x 44.45 and 19 mm diameter
• To be used when lockout conditions vary in size
• 6 padlocks can be applied

Order 
Reference Colour

Shackle 
Width 
(mm)

Max. Shackle 
Diameter 
(mm)

Min. Shackle 
Clearance 
(mm) Additional Information Quantity

805840 Red 25.00 9.50 20.00 - 12
805842 Yellow 25.00 9.50 20.00 - 12
805841 Red 38.00 9.50 20.00 - 12
805843 Yellow 38.00 9.50 20.00 - 12
105718 Red 25.00 9.50 20.00 Tamperproof interlocking tabs to 

prevent unauthorised opening.
1

105719 Red 38.00 9.50 20.00 Tamperproof interlocking tabs to 
prevent unauthorised opening.

1

Allow six workers to lock out a single 
energy source!

• Vinyl Coated High Tensile Steel
• 6 padlocks can be applied
• Padlock holes diameter: 11 mm
• Hook edge dimensions: 2 mm x 6 mm

Order 
Reference Colour

Max. Shackle 
Diameter (mm)

Min. Shackle 
Clearance (mm) Quantity

236920 Red 10.00 20.00 1

• Use on fuse or switch boxes
• Made from sturdy steel
• Hasp shackle diameter: 25.4 mm
• 6 padlocks can be applied

Safety lockout

Economy lockout

Stubby lockout

Consult the technical datasheet 
LOTO-64 on bradyeurope.com/tds 
for the lockouts with tabs

Consult the technical datasheet 
LOTO-66 on bradyeurope.com/tds 
for the other lockouts

Stainless steel scissor action hasp
Designed to provide a maximum tamperproof locking facility
• Made from marine grade (316) stainless steel scissor hasps with a 28 mm diam jaw
• Small shackle size for 4 mm hasp holes
• 6 padlocks can be applied
Order Reference Colour Max. Shackle Diameter (mm) Additional Information Quantity
852440 Silver 10.00 28.00 mm jaw diameter 1


