- Steel padlocks

Laminated Steel Padlocks

¢ Body plates individually coated for superior rust protection
oS ¢ 5-pin cylinder offers more unique key cuts, better tamper-resistance than
,Z‘jmf g i conventional 4-pin locks

- e Coloured bumpers supplied for identification and protection
e Key retaining system (Key won’t release until padlock shackle is closed)
¢ QOptional Engraving on Bottom & Key

i e e Lock labels sold separately. See page 34
#% Consult the technical datasheet Padlocks are supplied keyed different. 1 key supplied with each lock.
:1 LOTO-11 on bradyeurope.com/tds Custom keying and charting is available.
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Order Shackle Shackle Shackle Shackle Depth Height Width
Reference  Colour Height (mm) Diameter (mm) Clearance (mm)  Width (mm) (mm) (mm) (mm) Quantity

Shackle Height 20 mm

814087 @ Black 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814086 @ Blue 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814092 @ Brown 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814090 ® Green 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814091 ® Orange 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814093 @ Purple 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814088 @ Red 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814094 O White 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
814089 Yellow 20.00 7.00 18.50 32.50 23.00 58.00 44.00 6
Shackle Height 38 mm

814096 @ Black 38.00 7.00 18.50 32.50 23.00 77.00 44.00 6
814095 @ Blue 38.00 7.00 18.50 32.50 23.00 77.00 44.00 6
814101 @ Brown 38.00 7.00 18.50 32.00 23.00 77.00 44.00 6
814099 ® Green 38.00 7.00 18.50 32.00 23.00 77.00 44.00 6
814100 © Orange 38.00 7.00 18.50 32.00 23.00 77.00 44.00 6
814102 @ Purple 38.00 7.00 18.50 32.00 23.00 77.00 44.00 6
814097 ® Red 38.00 7.00 18.50 32.50 23.00 77.00 44.00 6
814103 O White 38.00 7.00 18.50 32.00 23.00 77.00 44.00 6
814098 Yellow 38.00 7.00 18.50 32.50 23.00 77.00 44.00 6
Shackle Height 51 mm

814105 @ Black 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814104 @ Blue 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814110 @ Brown 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814108 ® Green 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814109 ©® Orange 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814111 @ Purple 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814106 @ Red 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814112 O White 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6
814107 Yellow 51.00 7.00 18.50 32.00 23.00 90.00 44.00 6

Ultimate Security Padlocks

e Shackle and body made of highest standard hardened alloy steel

e Abus-Plus 7 pin disk cylinder for ultimate protection against manipulation and key interchanges
e (Optional Engraving on Bottom & Key

Padlocks are supplied keyed different. 2 keys supplied with each lock.

Custom keying and charting is available.
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Order hackle Shackle Shackle Shackle Depth Width

Reference  Colour Height (mm) Diameter (mm)  Clearance (mm)  Width (mm)  (mm) (mm) Quantity
805837 @ Black  26.00 11.00 27.50 49.50 31.00 85.00 63.00 2
805838 @ Black  50.00 11.00 27.50 49.50 31.00 109.00 63.00 2
805839 @ Black  75.00 11.00 27.50 49.50 31.00 134.00 63.00 1
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