
design prevents flying leads.
Safety clip 
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Material
HRC Application OAL.

(mm)Body Cutting edge Copper

SK7 50˚±3˚ 50˚±3˚ Ø 1.3mm 130

Material
HRC OAL.

(mm)Body

SK7 50˚±3˚ 145

Material
HRC OAL.

(mm)Body

SK7 50˚±3˚ 145

8PK-101D Micro Cutting Plier
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Anti-slip PVC for 
comfortable operation.

Wire
spring

Material: SK7 
High carbon steel
Hardness: HRC50˚

• Clean and smooth cutting
• Light for easy operation
• Particularly made for electronic and precision field
• Cut copper wire only

Micro Cutting Plier

8PK-25PD-C Micro Cutting Plier

8PK-102D

8PK-30D

Long Nose Plier

Material
HRC Application OAL.

(mm)Body Cutting edge Copper

SK7 50˚±3˚ 50˚±3˚ Ø 1.3mm 130

Material
HRC Application OAL.

(mm)Body Cutting edge Copper

SK7 50˚±3˚ 50˚±3˚ Ø 1.3mm 130

Material
HRC Application OAL.

(mm)Body Cutting edge Copper

SK7 50˚±3˚ 50˚±3˚ Ø 1.6mm 125

Micro Cutting Plier

8PK-25PD

8PK-104D

8PK-105D

Micro Cutting Plier

Flat Nose Plier

Bent Nose Plier

Material
HRC OAL.

(mm)Body

SK7 50˚±3˚ 145

Individual packing: Blister card
12.5

Lanyard hole for
easy carrying




