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Heavy Duty Wire Stripper/Crimper

VVF 1.6/2.0 Wire Stripper

8PK-033/8PK-313A/8PK-313B

Model No.
Application OAL. 

(mm)Wire strip Bolt cutter Crimp

8PK-033 0.75, 1.0, 1.5, 2.5, 
4.0, 6.0mm

M2.6, M3, 
M3.5, M4, M5 1.5, 2.5, 6mm2 200

8PK-313A
(Inch)

AWG: 22-20, 18, 
16, 14, 12, 10

4-40, 6-32, 
8-32,10-24,
10-32

Insulation: 22-18, 16-14, 12-10
Non-insulation:22-18, 16-14, 12-10 AWG

235
8PK-313B 
(Metric)

0.75, 1.0, 1.5, 
2.5, 4.0,6.0 mm2

M2.6, M3, 
M3.5, M4,M5

Insulation: 1.5, 2.5, 6 mm2

Non-insulation: 1.5, 2.5, 4~6 mm2

CP-412G / CP-413G

CP-319

CP-413G

8PK-313A/B

CP-318

CP-412G

8PK-033

CP-318/CP-319

Material
HRC Individual 

packingBody Handle

S50C PVC 45˚±3˚ Blister 
card

Material
HRC Individual 

packingBody Handle

SAE 
1008 PVC 45˚~ 64˚ Blister 

card

• Stripping & cutting VVF 1.6 & 2.0 mm wire. 
• Built-in scale for measuring 2-9cm & 12 mm. 
• Serrated jaw which provides firm gripping and bending.
• Ergonomic & Non-slip handles for user comfort.

• Combination of cutting, stripping and crimping fuction.

Combination of cutting, stripping and crimping fuction.

Model No
Material

Application OAL.
(mm) Individual packing

Body Handle

CP-318
S45C PVC

VVF 1.6 & 2.0 mm 2 core wire
192.5 Blister card

CP-319 VVF 1.6 & 2.0 mm 3 core wire

Heavy Duty Wire Stripper / Crimper

For 2 CORE WIRE For 3 CORE WIRE

Model No.
Application OAL. 

(mm)Wire strip Bolt cutter Crimp

CP-412G
Stranded wire:
24-22,20,18,16,14,12 AWG
Solid wire: 
22-20, 18, 16, 14, 12, 10 AWG

4-40, 6-32, 
8-32, 10-24, 
10-32

Barrel-type inulated & 
Non-insulation: 22-18, 16-10 
AWG 

206

CP-413G
Stranded Wire:
26-24, 22-20,18,16,14,12,10 AWG
Solid Wire: 
22-20,18,16,14,12,10,8 AWG

4-40, 10-32, 
10-24, 8-32,
6-32

Insulation:
26-14, 12-10 AWG 
Non-insulation: 
22-10 AWG

215

Bolt cutter

Bolt cutter

Crimp insulated and non-insulated terminals

Crimp insulated and non-insulated Terminals

Inner jacket stripper Inner jacket stripper

Outer jacket stripper 
(2-core)

Outer jacket stripper 
(3-core)
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Wire Stripper Tool Wire Stripper ToolCP-501BN6PK-501

• Made by precision machines for 
a long-life usage. 

• 15N 88~90 (HRC55˚~60˚) blade 
cuts wire fast and smoothly. 

• Micro adjusting the swivel knob 
to  strip electrical wire gauge 
smaller than AWG24 (0.2mm2)

• Adjustable stopper is swiveled if 
user does not use this function.

Stripping

Stripping Cutting

Crimping

CuttingMicro adjuster knob
& wire stopper

Stripping Crimping

8PK-371/8PK-371D

8PK-371 8PK-371D

Automatic Wire Stripper & Crimper

Material HRC OAL. 
(mm)

Individual 
packingBody Blade Handle Cutting edge Blade

SS 41 Powder metallurgy PVC 55˚~60˚ 52˚~57˚ 210 Blister card

Application
Stripper range: (0.2~6.0mm2) AWG 10-24 For insulated terminals 22-10 AWG (0.5-6.0mm2) 
For non-insulated terminals 22-10 AWG (0.5-6.0mm2)For auto ignition terminals 7-8mm

Application
Stripper range: AWG 24-10 gauge (0.2~6.0mm2 ).For insulated terminals 22-10 AWG (0.5-6.0mm2)
For non-insulated terminals 22-10 AWG (0.5-6.0mm2) For auto ignition terminals 7-8mm

Material
Application OAL. 

(mm)
Individual 
packingBody Blade

ABS SK5 For wire(UTP/STP) or wire & multiconductor 
cable from ø3.2-9mm max. 112 Blister card

Material HRC OAL. 
(mm)

Individual 
packingBody Blade Handle Cutting edge Blade

SS 41 Powder metallurgy ABS+TPR 55˚~60˚ 52˚~57˚ 210 Blister card

5PK-376A-BLADE
(6 pcs/pack)

Replacement blade

Material
Application OAL. 

(mm)
Individual 
packingBody Blade

ABS SK5 For wire(UTP/STP) or wire & multiconductor cable 
from ø3.2-9.5mm max. 112 Blister card

• For stripping UTP/STP cable, flat telephone    
  cable and coaxial cable with cutter function.

• ABS handle with S55C blade.
• Precise and durable.

• ABS handle with 65Mn blade.

Economic
Type

Wire Stripping Tool Wire Stripping Tool808-080 CP-080E

Material HRC
Blade Application OAL. 

(mm)
Individual 
packingBody Blade

ABS & 
low carbon steell 65Mn 45˚~55˚ Stripping flexible cable from 

0.2 ~4mm2 172 Blister card

Ideal for flat cable stripping 

Ideal for flat cable stripping 

Cutting

Material HRC
Blade Application OAL. 

(mm)
Individual 
packingBody Blade

ABS & 
low carbon steel S55C 45˚~55˚ Stripping flexible cable from 

0.2 ~4mm2 172 Blister card
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Cable slitting and stripping

Round Cable Slitting And Ringing Tool

8PK-325 CP-3268PK-325B 8PK-502

A simple tool for UTP/STP cable. Just stripping 3 circles to extract 
the jacket of cable.  Also a function for 110 punch down tool.

Material Application O.A.L(mm) Individual packing

poly-Resin Stripping UTP/STP cable/
110 Punch down

94 Blister card

UTP/STP Cable Stripper8PK-CT001

V-Shape cutter adjusting nut

Slitter guide for V-shape 
cable holder heights C

Model No.
Material

Application OAL. 
(mm) Individual packing

Body Blade Blade holder

8PK-325
ABS + Fiber glass SK5

Plastic Strip cables from ø4.5-25mm (ø0.18"~1.0") diameter 150

Blister card

8PK-325B

Metal

Strip cables from ø4.5-25mm (ø0.18"~1.0") diameter 150

8PK-502 Nylon+Fiber SWP spring stell
Single or multiple conductor cable up to ø1.75" 

(ø44.5mm) blade can be adjusted for 
jacket thickness up to 0.125" (3.2mm)

140

CP-326 ABS Steel 412JZ - Strips 4~28mm (0.16''~1.1'') cable 140

CP-326 / 8PK-325 / 8PK-325B / 8PK-502

Replacement blade:
5PK-325-BL 

Replacement blade:
5PK-502-B 

Replacement blade:
5CP-326-B 

Material
Application OAL. 

(mm)
Individual 
packingBlade Handle

SK5
ABS 

+ 
TPR

Regular cable AWG 20/18/16/14/12/10
(0.5/1.0/2.5/4.0/6.0 mm2, RG59/RG6 

coaxial cable, Ø8~13mm low-volt cable)
125 Blister card

CP-511A Universal Stripping Tool

Stripping regular cable Stripping low volt cable 

10
15

20
25




