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Safety crocodile clip KS 4L set
4 mm plug-in technology
Accessory information
•  94x 42 mm
• Current-carrying capacity 16 A
•  Measurement category CAT III/1000 V, CAT 

IV/600 V
• Opening: approx. 24 mm

Design
•  Safety crocodile clip with  

4-mm safety jack in accordance with 
DIN VDE 0411/EN 61010/IEC 61010

Set, consisting of: 1x KS4L gray/red, 1x KS4L gray/black

370012

Article no. 2146712

Crocodile clips for  
conductor rails
4 mm safety plug-in 
technology
Accessory information
•  155x 40.5 mm
• Current-carrying capacity 5 A
• For conductor rails up to 30 mm
•  Measurement category CAT III/600 V
• Opening:  0...20 mm/10...30 mm

Design
•  Crocodile clip for secure measurement 

on conductor rails 
• 4 mm safety plug-in technology

391511 (red)

Article no. 2146861

391512 (black)

Article no. 2146877

Unidreh accessory set
4 mm plug-in technology
Accessory information
•  Self-retaining probes with clamping range  

ø 4...8 mm
•  Safe contacting, e.g. in CEE 16 A- and  

CEE 32 A sockets
•  Crocodile clip included

Technical specifications
Current-carrying capacity 8 A
Measurement Category
Probes (Astaco) CAT II/1000 V
Crocodile clip (KS4L) CAT III/1000 V, CAT IV / 600 V
Pollution degree 2
Safety cert.:   DIN VDE 0411/EN 61010/ 

IEC 61010

The solution for secure contacts with
CES sockets.

1324

Article no. 2146183

Mini crocodile clips 
2 mm plug-in technology 
(fits all 2 mm multimeter probes)
Accessory information
• 41.5x 13 mm
•  Max. voltage 33 V AC / 70 V DC
• Opening: approx. 7 mm

Design
• Miniature crocodile clip

390450 (red)

Article no. 2406492

390451 (black)

Article no. 2406509

Professional test lead set for 
multimeters
2 mm safety probes
Accessory information
•  Test lead set with 
•   4 mm safety plug-in technology
• Ergonomic handle
• Silicone safety test lead
•  Measurement category CAT IV / 1000 V  

(with cover)
•  Measurement category CAT II / 1000 V  

(without cover)
• 2mm probes

Technical specifications
Current-carrying capacity max. 20 A
Measurement category  CAT IV / 1000 V (with cover)
 CAT II / 1000 V (without cover)
Pollution degree 2
Safety cert.:  DIN VDE 0411/EN 61010/ 

IEC 61010

Included: 2x test leads, approx. 1 m long, 2 covers

1306

Article no. 3313458

Professional test lead set for 
multimeters
4 mm safety probes
Accessory information
•  Test lead set with 4 mm safety plug-in  

technology
• Ergonomic handle
• Silicone safety test lead
•  Measurement category CAT IV / 1000 V  

(with cover)
•  Measurement category CAT II / 1000 V  

(without cover)
• 4mm probes

Technical specifications
Current-carrying capacity max. 20 A
Measurement category  CAT IV / 1000 V (with cover)
 CAT II / 1000 V (without cover)
Pollution degree 2
Safety cert.:  DIN VDE 0411/EN 61010/ 

IEC 61010

Included: 2x test leads, approx. 1 m long, 2x covers

1307

Article no. 2146176
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