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HARTING Ethernet cabling — RJ45 cords, 8-wire

» LS
HARTING RJ Industrial®
patch cable, overmoulded, 8-wire, Cat. 6
Features Technical characteristics
» Connector types RJ45 Connector types RJ45, overmoulded,
with locking lever protection
« Category Cat. 6
* Number of wires 8 Cable types 4 x 2, Twisted Pair, shielded,
» S/IFTP
* Wiring 1:1 and crossed Category 7 acc. to IEC 61156-6,
. EN 50288-4-2
» Sheath material PUR
. . Sheath material PUR, halogen free LSZH
Application
« Industrial Cabling Wiring 8 pole, 1:1 or crossed
* Within switch cablnets Transmission performance Category 6 /
. ; Class E up to 250 MHz
On machines acc. to ISO/IEC 11801:2002,
* In IT networks EN 50173-1
. Transmission rate 10/100/1000 Mbit/s
Benefits
« Robust industrial design Shielding Fully shielded,

360° shielding contact
* Flexible, space saving
« Locking lever protection Operating

temperature range 0°C...+60°C
» Halogen free and RoHS compliant

» Compliant acc. ISO/IEC 11801 Colour Yellow




HARTING Ethernet cabling — RJ45 cords, 8-wire

Identification

HARTING RJ Industrial®
patch cable, 8-wire,
Cat. 6, overmoulded

Part number

Drawing

Dimensions in mm

Yellow Yellow
1:1 crossed
Length 0.2m 09 47 474 7101 09 47 474 7141
0.3m 0947 474 7102 09 47 474 7142
0.4m 09 47 4747103 09 47 474 7143
0.5m 09 47 474 7104 0947 474 7144
0.6m 09 47 474 7105 09 47 474 7145
0.7m 09 47 474 7106 09 47 474 7146
0.8m 09 47 474 7107 09 47 474 7147
09m 0947 4747108 09 47 474 7148
1.0m 09 47 4747109 09 47 474 7149
1.5m 09 47 474 7110 09 47 474 7150
20m 09 47 474 7111 09 47 474 7151
25m 0947 474 7112 09 47 474 7152
3.0m 09 47 474 7113 09 47 474 7153
40m 09 47 474 7114 09 47 474 7154
50m 09 47 474 7115 09 47 474 7155
6.0m 09 47 474 7116 09 47 474 7156
7.0m 09 47 474 7117 09 47 474 7157
7.5m 09 47 474 7118 09 47 474 7158
8.0m 09 47 474 7119 09 47 474 7159
9.0m 09 47 4747120 09 47 474 7160
10.0 m 0947 474 7121 09 47 474 7161
15.0m 09 47 474 7122 09 47 474 7162
20.0m 09 47 474 7123 09 47 474 7163
HARTING RJ Industrial®
colour clips
for HARTING RJ Industrial®
connectors
package with 10 pieces
Colour: Grey 09 45 870 0002
Yellow 09 45 870 0003
Orange 09 45 870 0006 O
Red 09 45 870 0007 =
Blue 09 45 870 0008 i
Green 09 45 870 0009
Black 09 45 870 0011

Other cable lengths on request
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