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Whether for smaller or larger mailings, the Address Labels from Avery Zweckform
are perfectly matched to all standard envelope sizes.

Labels can be peeled off quicker and easier thanks to the unique QuickPEEL™
feature. Print your labels easily with the free templates and software solutions
from Avery Zweckform available at www.avery-zweckform.eu/print.

RECYCLED ADDRESS LABELS

for laser printers

No additional deforestation, considerably lower consumption of energy and water in the
production - protect the environment and climate by using recycled labels!

« Off-white labels made from 100% recycled paper, certified with the eco-label ,Blauer Engel”
« Guaranteed jam-free printing — no adhesive residues in the printer

« Trouble-free printing for laser printers tested and certified by TUV SUD

« Simply peel off and stick on with the unique QuickPEEL™ feature

Format Description Colour Labels/ A4Sheet/  Printers
mm (B x H) Pack Pack I L K CL
for C6 envelopes
O © LR7160-100 63,5x38,1  Chlorine-free bleached label paper  white 2100 100 . .
for DIN long envelopes
O (@ LR7162-100 99,1x33,9  Chlorine-free bleached label paper ~ white 1600 100 . .
© 0 © LR7163-100 99,1x38,1  Chlorine-free bleached label paper  white 1400 100 . o
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LR7160-100 LR7162-100 LR7163-100
o
@ = Blue Angel, 100 % recycled paper @ = Innovative QuickPEEL™ feature
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MAILING

WHITE ADDRESS LABELS

for laser printers

e Guaranteed jam-free printing — no adhesive residues in the printer

« Trouble-free printing for laser printers tested and certified by TUV SUD
* 100% compatible with all standard laser printers

 Label formats are optimized for all standard envelope sizes

» Simply peel off and stick on with the unique QuickPEEL™ feature

Art No. Format Colour Labels/ A4Sheet/  Printers
mm (B x H) Pack Pack I L K CL
for sender's return address
O & L7651-25 38,1x21,2 white 1625 25 o e
O(D S L7651-100 38,1x21,2 white 6500 100 o e )
O L 4 L7636-25 45,7 x21,2 white 1200 25 . . 1
for C6 envelopes
O(E 2 L7159-100 63,5x33,9 white 2400 100 . .
O & L7160-40 63,5x 38,1 white 840 40 o .
Ol & L7160-100  63,5x38,1 white 2100 100 o« e
OLh & L7160-250  63,5x38,1 white 5250 250 o e
O(E 2 L7161-100 63,5x46,6 white 1800 100 o e
for DIN long envelopes
Ol & L7162-40 99,1x33,9 white 640 40 o e
OLh & L7162-100 99,1x33,9 white 1600 100 o .
O 2 7162250 99,1x33,9 white 4000 250 . .
Ol & L7163-40 99,1 x 38,1 white 560 40 o e
O & L7163-100 99,1x38,1 white 1400 100 o e
O & L7163-250 99,1x38,1 white 3500 250 o e
for C4/C5 envelopes
Ol & L7164-100  63,5x72 white 1200 100 o .
O & L7173-100  99,1x57 white 1000 100 o e
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o 99,1x38,1 63,5x72 99,1x57
L7163-40 L7164-100 L7173-100
L7163-100
L7163-250
®
Printer: | = Inkjet printer L =Laser printer K=Copier CL = Colour laser printer \Q = Paper from responsibly managed forests

FSC

Haven't found your product number?

Please see our search directory page 122.
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WHITE ADDRESS LABELS

for inkjet printers

e Our QuickDry™ technology ensures smudge free results on all standard inkjet printers
« Outstanding print quality, vivid colours and pin-sharp image
 Label formats are optimized for all standard envelope sizes

Format

mm (B x H)
for sender's return address

Description

Colour

Labels/
Pack

A4Sheet/ Printers

Pack

I L KCL

Q 14791-25 45,7 x 21,2 Special coating white 1200 25 .
for C6 envelopes

0 14792-25 63,5x29,6 Special coating white 675 25 .

O )8159-25 63,5 x 33,9 Special coating white 600 25 .

0 )8160-10 63,5 x 38,1 Special coating white 1a) 210 10 .

O )8160-25 63,5 x 38,1 Special coating white 1a) 525 25 .
for DIN lang envelopes

0 18162-25 99,1 x 33,9 Special coating white 400 25 .

0 )8163-25 99,1x 38,1 Special coating white 350 25 .

Q )8177-25 99,1x42,3 Special coating white 1b) 300 25 ]

WHITE ADDRESS LABELS

for typewriters

¢ Address labels optimized for classical usage on the typewriter
« Available in different variations: zigzag folded, on roll or on sheet
* For the professional labelling of even small quantity mailings

Art No. Format Colour Labels/ PU
mm (B x H) Pack

Labels in a dispenser

3343 67 x 36 white 420 1

3344 89x36 white 320 1

3345 95 x 48 white 282 1

Labels on roll

3346 92 x48 white 280 1

Labels on sheet

3347 67 x 30 white 540 1

3348 67 x 38 white 420 1

3350 95 x 47 white 240 1

3349 102 x 38 white 280 1

3351 148 x 103 white 80 1

PU = Pack Unit

m = Innovative QuickPEEL™ feature



MAILING

TRANSPARENT ADDRESS LABELS

for laser printers

« Transparent labels virtually disappear when applied

Oil, dirt and temperature resistant (-20 °C to +80 °C), water resistant and tearpoof
For a printed-on look — ideal for light coloured envelopes

Label formats are optimized for all standard envelope sizes

Simply peel off and stick on with the unique QuickPEEL™ feature

Art No. Format Description Colour Labels/ A4Sheet/ Printers
mm (B x H) 72~ Pack Pack I L KCL
for sender's return address
o 4 L7551-25 38,1x21,2 Polyester transparent 1625 25 3 3
© i L4770-25 45,7 x 25,4 Polyester transparent 1000 25 . .
for C6 envelopes 3 Lal—
O ([ L7560-25 63,5 x 38,1 Polyester transparent 1a) 525 25 . . ;i-‘ )
for DIN lang envelopes e
© I L7562-25 99,1x33,9 Polyester transparent 400 25 . .
0 L L7563-25 99,1 x 38,1 Polyester transparent 350 25 . .
0 B L4772-25 99,1x42,3 Polyester transparent 1b) 3) 300 25 . .

TRANSPARENT ADDRESS LABELS

for inkjet printers

Format Description Colour Labels/ A4Sheet/ Printers
mm (B x H) Pack Pack I L K CL
for sender's return address
0 Ll )4720-25 45,7 x 21,2 Polyester transparent 1200 25 .
for C6 envelopes
0 [ )4721-25 63,5x29,6 Polyester transparent 675 25 .
G L4 )8560-25 63,5 x 38,1 Polyester transparent 1a) 525 25 .
for DIN lang envelopes
0 & )8563-25 99,1 x 38,1 Polyester transparent  3) 350 25 .
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38,1x21,2 45,7 x21,2 45,7 X 25,4 63,5x29,6 63,5Xx 33,9 63,5 x 38,1 99,1x33,9 99,1x38,1 99,1x 42,3
L7551-25*% 2 J4791-25 © L4770-25* o 14792-25 18159-25 o 18160-10 o 18162-25 © 18163-25 o J8177-25
)4720-25* J4721-25* 18160-25 L7562-25* L7563-25* L4772-25*
L7560-25* J8563-25*
J8560-25*

* with QuickPEEL™ feature

Printer: | = Inkjet printer L =Laser printer K=Copier CL = Colour laser printer

Haven't found your product number?

Please see our search directory page 122. 33




MAILING

—_ \

__ _AVERY. ‘
(weckform

[ ADDRESS LABELS FOR PERIODICALS

) for all A4 printers
jam FFEI?. 3 1 « Address labels are optimized for preferred and standard periodicals
_ o i . . L . . . .
ﬁun‘mﬂﬂﬁ Eyeckiorm Guaranteed jam-free printing — no adhesive residues in the printer
~ ] .M-
iy o
i Format Description Colour Labels/  A4Sheet/ Printers
mm (B x H) Pack Pack I L KCL
o L7250-300 85 x40 for preferred and standard periodicals \(’BG,_I;“;/ZVHKS 3) 4200 300 e o o o

FRANKING LABELS

Ideal for indirect franking of over-sized letters and mail

Absorbent paper ensures immediate smudge-free print

Approved by postal service, clean and safe printing on all standard franking machines
Available single or double

e =

AT -y

Art No. Format Maschinentyp Colour Labels/ PU
mm (B x H) Pack
Single labels with peel-off flap
e 3439 130x 40 Stielow white 500 1
e 3429 157x39  Neopost white 500 1
e 3436 157 x41  Francotyp, Postalia white 5 x 180, in slipcase 1
o 3438 164x41  Neopost (Ascom Hasler), Pitney Bowes white 500 1
O 3432 164 x41  Neopost (Ascom Hasler), Pitney Bowes white 1000 1
0 3430 194x39  Neopost white 1000 1
Double labels
o 3441 128x38  universal usage white 500 1
0 3434 128x38  universal usage white 1000 1
O 3444 132x45  Francotyp-Postalia white 500
O 3435 135x38  universal usage white 1000 1
@ 3442 138x48  universal usage white 500 1
@@ 3428 150x 45  Frama white 500 1
@ 3440 163 x43  Francotyp-Postalia, Neopost, Pitney Bowes, Frama white 500 1
@ 3433 163 x43  Francotyp-Postalia, Neopost, Pitney Bowes, Frama white 1000 1
@@ 3443 210x 45  Francotyp-Postalia white 500 1
PU = Pack Unit
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Printer: | = Inkjet printer L =Laser printer K=Copier CL = Colour laser printer

Haven't found your product number?

Please see our search directory page 122. 35






