
1 Average values with white light; in some cases, deviations by ± 15% may occur due to technical reasons.

The Bluetooth® word mark and logos are registered trademarks owned by Bluetooth SIG, Inc. and any use of such 
marks by Ledlenser GmbH & Co. KG is under license.

All of the mentioned prices are recommended retail prices (MSRP)

CORE – WORK – SIGNATURE:
ONE SYSTEM – THREE VARIANTS 

Ledlenser Connecting System

502247
Tripod Adapter Type D  
Tripod adapter with ¼ inch
thread for stable attachment
9,90 € (MSRP)502256

Universal Mounting Bracket Type E  
Universal mounting to cylindrical objects - 
lights can be adjusted in 45 ° increments to match 
the alignment with the needs of the user  
12,90 € (MSRP)

502246
GoPro Adapter Type D
Suitable for almost all GoPro
compatible systems and accessories
7,90 € (MSRP)

502253
Belt Clip Type A 
Compatible with almost all GoPro-compatible 
systems and accessories - e.g. rotary clip, 
suction cup or handlebar mount  
6,90 € (MSRP)

502314
Helmet Connecting Kit H
Stable and easy installation of the matching headlamp on a wide 
variety of helmets (e.g. bicycle helmets, workhard hats, etc.). If 
the helmet contains vents (like a bicycle helmet) the system can 
be quickly attached with Velcro fasteners.Alternatively, strong 
adhesive pads can be used. 
14,90 € (MSRP)

502247
Tripod Adapter Type D  
Tripod adapter with ¼ inch
thread for stable attachment
9,90 € (MSRP)

502256
Universal Mounting Bracket Type E  
Universal mounting to cylindrical objects - lights 
can be adjusted in 45 ° increments to match the 
alignment with the needs of the user 
12,90 € (MSRP)

502254
Helmet Mount for Euroslot Type A
Hard hat mount (a common feature on a many  
industrial hard hats) for 30 mm Euroslot - the inclination  
angle of the light is continuously adjustable to optimally  
illuminate the work area
6,90 € (MSRP)

502251
Lamp Adapter Type D 
(für P7R Core/Work/Signature)
Mounting adapter - the Ledlenser 
connecting system 
4,90 € (MSRP)

502253
Belt Clip Type A 
Belt clip for lights and battery packs -  
the lamp can be rotated 360 ° and thus  
becomes a flexible, hands-free
6,90 € (MSRP)

502246
GoPro Adapter Type D  
Compatible with almost all GoPro-compa-
tible systems and accessories - e.g. rotary 
clip, suction cup or handlebar mount
7,90 € (MSRP)

502255
Flexible Mount Type A
Flexible fastening system with a magnetic 
base, adhesive pads and a hole for attachment 
with a screw. The lamp can be rotated (360° 
horizontally and vertically). 
14,90 € (MSRP)

Light Adapters are available in 
these sizes:

P2R Core/Work, P4R Core/Work:
Light Adapter Type A
Item no. 502248

P5R Core 
Light Adapter Type B 
Item no. 502249

P6R Core/Signature:
Light Adapter Type C
Item no. 502250

P7R Core/Signature:
Light Adapter Type D
Item no. 502251 

Note: The P5R Work, P6R Work and
P7R Work, already include a light 
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P2R CORE 24,90 €P2R WORK 34,90 €

P4R CORE 34,90 €P4R WORK 44,90 €

P7 CORE 69,90 €

P5R CORE 59,90 €P5R WORK 69,90 €

P6R CORE 79,90 €P6R WORK 99,90 € P6R SIGNATURE 129,00 €

P7R CORE 99,90 €P7R WORK 129,00 € P7R SIGNATURE 159,00 €

P18R WORK 249,00 €

P17R CORE 199,00 €
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