USB 3.1 Gen 1 (USB 3.0) Series

Marvel M70

Dimension 56.6 x 20.0 x 12.4mm
Weight 16.8g
Interface USB 3.0
Transfer speed Up to R/W 240/80MB/s

Blaze B31

Dimension 54.2 x 20.0 x 12.1mm
Weight 8.8g
Interface USB 3.0
Warranty Lifetime warranty

Warranty Lifetime warranty < . .
- Ergonomically shaped with
+ Luxurious zinc alloy casing % ant:shp_tre]atment_ h 4-00i ﬁ
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2015 - LED indicator 2016
32GB SP032GBUF3M70V1S 8GB SP008GBUF3B31V1U 64GB SP064GBUF3B31V1U
64GB SP064GBUF3M70V1S 16GB SP016GBUF3B31V1U 128GB SP128GBUF3B31V1U
128GB SP128GBUF3M70V1S 32GB SP032GBUF3B31V1U

Marvel M50

Dimension 54.6 x 16.8 x 7.2mm
Weight 10.0g
Interface USB 3.0
Warranty Lifetime warranty

Blaze B30

Dimension 53.7 x 18.0 x 10.3mm
Weight 14.8g
Interface USB 3.0
Warranty Lifetime warranty

+ Classic diamond-cut pattern %
- 360° swivel-cap with 4-point

+ Delicate aluminum casing
+ Modern design in two colors -

champagne gold and aqua blue oA positioning patent EXCELLENCE
2014 2015
8GB SP008GBUF3M50VIC I / SPOOSGBUF3M50V1E M 8GB SPO0SGBUF3B30V1K 64GB SP064GBUF3B30V1K
16GB SP016GBUF3M50V1C I / SPO16GBUF3M50V1B M 16GB SP016GBUF3B30V1K 128GB SP128GBUF3B30V1K
32GB  SP032GBUF3M50V1C I / SPO32GBUF3M50V1B M 32GB SP032GBUF3B30V1K 256GB SP256GBUF3B30V1K

64GB SP064GBUF3M50V1C I / SP064GBUF3M50V1B M
128GB SP128GBUF3M50V1C ! / SP128GBUF3M50v1B M

Blaze B50

Dimension 51.4 x 20.0 x 12.0mm
Weight 8.3g
Interface USB 3.0
Warranty Lifetime warranty

Blaze B10

Dimension 72.4 x 17.4 x 10.0mm
Weight 9.5g
Interface USB 3.0
Warranty Lifetime warranty

- Sportscar-design with streamlined + Trendy pattern with heat-sensitive ink that
curves and carbon fiber surface treatment % adapts its color with temperature changes

- Retractable USB connector, - Special surface treatment to avoid
no cap loss u{%ﬁéﬁcz scratches and fingerprints

~ 8GB SP008GBUF3B50V1K M / SPO08GBUF3B50V1R M 8GB SP008GBUF3B10V1B 64GB SP064GBUF3B10V1B
16GB SP016GBUF3B50V1K M / SP016GBUF3B50VIR M 16GB SP016GBUF3B10V1B 128GB SP128GBUF3B10V1B
32GB SP032GBUF3B50V1K M / SP032GBUF3B50V1R Ml 32GB SP032GBUF3B10V1B

64GB SP064GBUF3B50V1K M / SP064GBUF3B50V1R M



