
67

power tapes

Ultralok

• Chrome-plated lightweight high strength case.  
• Blade lock holds blade at any length.   
• Powered blade return     
• Built-in shock absorber cushions blade return.  
• Removable belt clip

     Blade Size Weight Shelf Replacement Blade  Shelf
 Type Code No. Packed Width  Length g Pack Type Code No. Pack

 Y23CM T0060402304 Carded 13 mm 3 m 110 6 RY23CM T0063802304 6

 Y23CME T0060402311 Carded 13 mm/1/2“ 3 m/10‘ 110 6 RY23CME T0063802311 6

 Y25CM T0060402504 Carded 13 mm 5 m 160 6 RY25CM T0063802504 6

 Y25CME T0060402511 Carded 13 mm/1/2“ 5 m/16‘ 160 6      –         – –

 Y35CM T0060403504 Carded 19 mm 5 m 205 6 RY35CM T0063803504 6

 Y35CME T0060403511 Carded 19 mm/3/4“ 5 m/16‘ 205 6 RY35CME T0063803511 6

 Y38CM T0060403804 Carded 19 mm 8 m 335 6 RY38CM T0063803804 6 

 Y38CME T0060403811 Carded 19 mm/3/4“ 8 m/26‘ 335 6 RY38CME T0063803811 6

Unilok

• Black high strength case     
• Blade lock holds blade at any length.   
• Powered blade return     
• Built-in shock absorber cushions blade return.  
• Removable belt clip    

     Blade Size Weight Shelf Replacement Blade  Shelf
 Type Code No. Packed Width  Length g Pack Type Code No. Pack

 YU823CM T0061082304 Carded 13 mm 3 m 110 6 RY23CM T0063802304 6

 YU823CME T0061082311 Carded 13 mm/1/2“ 3 m/10‘ 110 6 RY23CME T0063802311 6

 YU835CM T0061083504 Carded 19 mm 5 m 202 6 RY35CM T0063803504 6

 YU835CME T0061083511 Carded 19 mm/3/4“ 5 m/16‘ 202 6 RY35CME T0063803511 6

 YU838CM T0061083804 Carded 19 mm 8 m 323 6 RY38CM T0063803804 6

 YU838CME T0061283811 Carded 19 mm/3/4“ 8 m/26‘ 323 6 RY38CME T0063803811 6




