ROPES

Natural ropes
© Universal ropes

Campbell

Assorted Ropes

Diameter Reel- m per Working
Code No. Description mm Type Reel load limit kg
Sisal-Ropes T e
70120980560 Sisal-Rope twisted, natural 6,0 D 60 - - c«%‘;‘tgﬁ"""’ﬂ
10120980580 Sisal-Rope twisted, natural 8,0 E 120 - 5‘*2;.« - Sisal-Rope
T0120980500 Sisal-Rope twisted, natural 10,0 E 70 — ——
Braided Twines
T0120980630 ©  Braided Twine PP-multifil, white 3,0 D 450 60
T0120980631 @  Braided Twine PP-multifil, yellow 3,0 D 450 60
T0120980633* ©  Braided Twine PP-multifil, pink 3,0 D 450 60
10120980634 ©  Braided Twine PP-multifil, red 3,0 D 450 60
T0120980635 ©  Braided Twine PP-multifil, mint 3,0 D 450 60
T0120980636 ©  Braided Twine PP-multifil, green 3,0 D 450 60
T0120980637 ©  Braided Twine PP-multifil, blue 3,0 D 450 60
T0120980638 ©  Braided Twine PP-multifil, brown 3,0 D 450 60
T0120980639 ©  Braided Twine PP-multifil, black 3,0 D 450 60
T0120980640 ©  Braided Rope PP-multifil, white 40 D 180 180
T0120980650 @  Braided Rope PP-multifil, white 5,0 D 120 240
T0120980660 ©  Braided Rope PP-multifil, white 6,0 D 100 380 Braided Twines & Ropes
T0120980661 ©  Braided Rope PP-multifil, yellow 6,0 D 100 380
T0120980662 ©  Braided Rope PP-multifil, red 6,0 D 100 380
T0120980665 @  Braided Rope PP-multifil, green 6,0 D 100 380
T0120980666 ©  Braided Rope PP-multifil, blue 6,0 D 100 380
T0120980680 ©  Braided Rope PP-multifil, white 8,0 E 120 550
T0120980682 ©  Braided Rope PP-multifil, red 8.0 E 120 550
T0120980683 ©  Braided Rope PP-multifil, blue 8.0 E 120 550
T0120980685 ©  Braided Rope PP-multifil, mint 8,0 E 120 550
T0120980686 ©  Braided Rope PP-multifil, red/green 8.0 E 120 550

* Discontinued, while quantity lasts

PP-Ropes
T0120980761 ©  PP-Rope twisted, orange 6,0 D 60 380
T0120980780 ©  PP-Rope twisted, orange 8,0 E 120 800
T0120980700 ©  PP-Rope twisted, orange 10,0 E 70 1350
Nylon and Spleitex-Ropes
T0120980860 @  Nylon-Rope twisted, white 6,0 D 60 700
T0120980880 @  Nylon-Rope twisted white 8,0 E 120 1100
70120980800 @  Nylon-Rope twisted, white 10,0 E 70 1700
10120980060 ®  Spleitex-Rope twisted, hemp coloured 6,0 D 60 290
T0120980000 @  Spleitex-Rope twisted, hemp coloured 10,0 E 70 800
Sailing-Ropes
10120980100 ®  Sailing-Rope double braided, white/red 10.0 E 70 800
Jalousietwines
T0120980220 @  Jalousietwine, 16 x braided, white 2,2 D 500 120
70120980230 @  Jalousietwine, 16 x braided, white 3,0 D 300 150

Diameter Reel- m per min. breaking
Code No. Description mm Type Reel strength*
Wire-Ropes, according DIN EN 12385-4
T0120981520 @  Wire rope cable el. galvanized 2,0 D 153 2.35
T0120981530 @  Wire rope cable el. galvanized 3,0 D 153 5.29
T0120981540 @  Wire rope cable el. galvanized 4,0 D 100 9.41
10120981620 @  Wire rope cable el. galvanized PVC coated 2,0/3,0 D 153 2.35
T0120981630 @  Wire rope cable el. galvanized PVC coated 3,0/4,5 D 100 5.29

*in Kilo Newton — kN; (10 Newton = 1 kg)

Wire-Rope
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