
 

Wiha precision driver 
 

• Increases your efficiency Size concept of screw 

drivers provides perfect balance between 

precision and controlled tightening 

• Simplifies your work Sensitive working due to 

slim handle and rotating cap 

  
 

     
 

Wiha precision driver - 

Set 51 parts 
Ergonomic handle for maximum user convenience 

Wiha ChromeTop blade points guarantee maximum accurancy 

High-quality Chrome-Vanadium-Molybdenum Steel 

Article number.:  XX260---K51--- 

Order number.: 40350 

Content: 

0,8 | 1,0 | 1,2 | 1,5 | 1,8 | 2,0 | 2,5 | 3,0 | 3,5 | 4.0 mm 

#000 | #00 | #0 | #1 

 mm 0,7| 0,9 | 1,3 | 1,5 | 2,0 | 2,5 | 3,0 | 4,0 mm 

 inch 0,028 | 0,035 | 0,050 | 1/16 | 5/64 | 3/32 | 7/64 | 1/8 | 9/64 | 5/32 

1.5 | 1.8 | 2.0 | 2.5 | 3.0 | 4.0 | 4.5 | 5.0 | 5.5 mm 

T1 | T2 | T3 | T4 | T5 | T6 | T7 | T8 | T9 | T10 

Chip lifter 1mm x 2mm 
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