www._jialibourya.com

JIALIBOURYA

NINGBO JIALI OPTOELECTRONIC CO., LTD.

Ee® € [k W W




JIALI

We are a leading professional manufacturer of magnifying lamps in China. We specialise in providing a full range of high

quality magnifying lamps with all kinds of designs.

Our products are suitable for many tasks, which require a combination of good lighting and magnification. They are widely
applied in electronic, medical, beauty care, jewellery and optical industries as well as laboratories and families. Besides,
craftsmen, artists, hobbyists and people with impaired eyesight are also beneficiaries of our products.

After nearly ten years in the business, we realized that the creativity is the key for the long-run development of the company
and thus are always strengthening our own R&D team and paying many efforts on more new designs. Resultly, now we have

our own patents.

We employed Total Quality Management and established an 1S09001quality management system. Our magnifying lamps
have passed CE, GS, RoHS, EMC, UL and CUL certifications. Also, our products could be ESD safe by request.

http:// www.jialibourya.com
With the belief that good products and good service will lead us to the success, we have established our markets in Europe,

North America, Japan and Australia.

GEO JIALI OPTOELECTRONIC
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8093LED-2

s
8095LED-56
8095LED-2 ®

Lens material: glass Lens material: glass
Lens size: 5"%3.1" Al Lens size: 6.85"x4.25"
Diopter: 3 diopter 3 diopter+12 diopter Diopter: 3 diopter+12 diopter
Violtage: 100V/110-120V/220-240V Voltage: 100V/110-120V/220-240V
Light source: 56PCS SMD LED 42PCS SMD LED Light source: T5 22W fluorescent tube 90PCS LED 56PCS SMD LED
Power: aw W Power: 22W W aw
Luminous Flux: B650Im 550lm Luminous Flux: 1000Im 420Im 650im
Color temperature; 6000-7000K Color temperature: ssaqig 6000-7000K
Standard mount: table base Standard mount: table base
Colour available: white black Colour available: white,black
Giftbox size: 33.5%22.5%22 5cm | 32.5%23%17cm Giftbox size: 44 8x20%x31cm
Adapter: ‘with adapter _ Adapter: without adapter ‘available

http://www.jialibourya.com
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Tel: +86 574 62501686 62501687 62501688 Fax.: +86 574 62501685

8093LED-42

8093LED-A

Lens material: glass
Lens size: 4"
Diopter: 3 diopter+12 diopter
Voltage: 100V/110-120V/220-240V
Light source: 80PCS LED 42PCS SMD LED 40PCS SMD LED
Power: 4W W W
Luminous Flux: 300Im 550lm 550lm
Color temperature: 6000-7000K
Standard mount: table base
Colour available: white, black
Giftbox size: 28x23x19cm
Adapter: without adapter available without adapter

http://www.jialibourya.com
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NINGBO JIALI OPTOELECTRONIC CO., LTD. )
E-mail: jialicn@cnool.net fucjyn@cnool.net byyjwj@jialibourya.com %
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Lens material: glass
Lens size: 4"
Diopter: 3 diopter+12 diopter
Voltage: 100V/110-120V/220-240V
Light source: T4 12W fluorescent tube
Power: 12W
Luminous Flux: 480Im
Color temperature: 6500K
Standard mount: table base
Colour available: white black
Giftbox size: 28%23x19cm
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
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NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjwj@jialibourya.com
http.// www.jialibourya.com
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Lens material: glass Lens material: glass
Lens size: 5" Lens size: 4"
Diopter: 3 diopter/5 diopter Diopter: 3 diopter+12 diopter
Voltage: 100V/110-120V/220-240V Voltage: 100V/110-120V/220-240V
Light source: T4 16W circular fluorescent tube 72 PCS LED 56PCS SMD LED Light source: T4 12W circular fluorescent tube 60 PCS LED 42PCS SMD LED 40PCS SMD LED
Power: 16W 55W oW Power: 12W AW W W
Luminous Flux: 600Im 350lm 650Im Luminous Flux: 480Im 300Im 550Im 550lm
Color temperature: 6500K 6000-7000K Color temperature: 6500K 6000-7000K
Standard mount: table base Standard mount: table base
Colour available: white,black Colour available: white black
Giftbox size: 59%23x15¢cm Giftbox size: 36%23%19cm
Adapter: without adapter available Adapter: without adapter available | without adapter
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http://www.jialibourya.com
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685

8092LED

Lens material: glass |
Lens size: 45 |
Diopter: 3 diopter+12 diopter |
Voltage: 100V/110-120V/220-240V
Light source: T4 12W circular fluorescent tube 30PCS SMD LED
Power: 12w 5.5W
Luminous Flux: 480Im 300lm
Color temperature: 6500K 6000-7000K
Standard mount: table base
Colour available: white, black
Giftbox size: 33x21x15¢cm

BOURYA' | http://www jialibourya.com

8094LED

NINGBO JIALI OPTOELECTRONIC CO., LTD.
E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com

http.// www.jialibourya.com

Lens material: glass
Lens size: 4.6"%2.95" 4" 5"x3.1"
Diopter: 3 diopter 3 diopter+12 diopter 3 diopter
Voltage: 100V/110-120V//220-240V
Light source: 30PCS SMD LED B60PCS HAT LED 56PCS SMD LED
Power: 5.5W 4w aw
Luminous Flux: 300lm 300Im 650im
Color temperature: 6000-7000K
Standard mount: table base
Colour available: white,black
Giftbox size: 29x20x16.5cm 62.5%16.5%24.5cm B63%24x16cm
Adapter: with adapter without adapter available
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JIALIBOURYA’

Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax. +86 574 62501685
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8091LED

Lens material: glass
Lens size: 4"
Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V//220-240V
Light source: T4 12W circular fluorescent tube B60PCS LED
Power: 12W 4w
Luminous Flux: 480Im 300Im
Color temperature; 6500K 6000-7000K
Standard mount: table base
Colour available: white,black
Giftbox size: 29x25%22 5cm
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8069D-2BHC

NINGBO JIALI OPTOELECTRONIC CO., LTD.
E-mail: jialicn@cnool.net fucjyn@cnool.net byyjwj@jialibourya.com
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8066D-2BHC / 8066HLED-2BHC

Lens material: glass
Lens size: 7.5"x6.2" 5"
Diopter: 3 diopter/5 diopter 3 diopter/5 diopter/8 diopter
Voltage: 100V/110-120V/220-240V
Light source: 2xPL 9W fluorescent tube T9 22W circular fluorescent tube 90PCS LED
Power: 18W 220 BW
Luminous Flux: 850lm 900Im 420Im
Color temperature: 6500K 6000-7000K
Standard mount: table base
Colour available: white,black
Giftbox size: 50%27 5%17 5cm 4727 5x18.5cm
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax. +86 574 62501685

NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjwj@jialibourya.com
http.// www.jialibourya.com
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8069DBEC / 8069LEDBEC
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http://www.jialibourya.com
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8066LED-B3

Lens material: glass Lens material: glass
Lens size: 5" 7.5"%6.2" Lens size: 5 | 7
Diopter: 3 diopter/5 diopter/8 diopter 3 diopter/5 diopter Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V/220-240V Voltage: 100V/110-120V/220-240V
Light source: T5 22W circular fluorescent tube 2xPL 9W fluorescent tube 108PCS LED Light source: 90PCS LED 108PCS LED
Power: 20W 18W. 8w Power: BW 8w
Luminous Flux: 1000lm 850Im 550Ilm Luminous Flux: 420Im 550Im
Color temperature: 6500K 6500K 6000-7000k Color temperature: 6000-7000K
Standard mount: table base Standard mount: table base
Colour available: white black Colour available: white,black
Giftbox size: 47x%27 5x18.5cm 50%27.5%17.5cm Giftbox size: 56.5%27.5%14cm 44 5x30.5x18.5cm
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
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NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjlwj@jialibourya.com
http.// wwwjialibourya.com
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Lens material: glass
Lens size: 7'x5.2"
Diopter: 3 diopter
Voltage: 100V/110-120/220-240V
Light source: 84PCS SMD LED
Power: 21w
Luminous Flux: 1000Im
Color temperature: 6000-7000K
Standard mount: table clamp
Colour available: white black
Giftbox size: 52x44.5%10cm |
Adapter: with adapter

http://www.jialibourya.com
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Lens material: glass
Lens size: 7.5'x6.2"
Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V/220-240V
Light source: 2%PL 9W fluorescent tube 108PCS LED 56PCS SMD LED
Power: 18W BW oW
Luminous Flux: 850Im 550Im 650lm
Color temperature: 6500K 6000-7000K
Standard mount: table clamp
Colour available: white black
Giftbox size: 24 8=13.8x57cm
ESD: ‘available X X
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NINGBO JIALI OPTOELECTRONIC CO., LTD.

Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China E-mail: jialicn@cnool.net fucjyn@cnool.net byyjlwj@jialibourya.com
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8060-U /8060LED-U
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http://www.jialibourya.com

Lens material: glass Lens material: glass
Lens size: 7.5"%6.2" | 7"%5.2" Lens size: 5
Diopter: 3 diopter/5 diopter Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V/220-240V Voltage: 100V/110-120V/220-240V
Light source: 56PCS SMD LED 2xPL 9W fluorescent tube 2xPL 7W fluorescent tube Light source: T5 22W circular fluorescent tube 90PCS LED 56PCS SMD LED
Power: Y 18W 14W Power: 220 W 9w
Luminous Flux: B650lm 850Im 560Im Luminous Flux: 1000Im 420Im B650Im
Color temperam. '6000-7000K _ B500K Color temperature: BSOUK _ 8000'»7:0091_(
Standard mount: table clamp Standard mount: table clamp
Colour available: white,black Colour available: white, black:
Giftbox size: 27.5*13.5*54.5cm 24.8x13.8x57cm 24 8x13.8x57cm Giftbox size: 52.5x32.5%10.5cm
ESD:. ¥ available

@@ € 553 ® © |sourva’ (NN
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JIALIBOURYA’

Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685

NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjlwj@jialibourya.com
http.// wwwjialibourya.com
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8066LED / 8066LED-56
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8066HLED / 8066DC
Lens material: glass
Lens size: B
Diopter: 3 diopter/5 diopter/8 diopter
Voltage: 100V/110-120V/220-240V
Light source: T9 22W circular fluorescent tube 90PCS LED
Power: 29W BW
Luminous Flux: 900Im 420Im
Color temperature: 6500K 6000-7000K
Standard mount: table clamp
Colour available: white,black
Giftbox size: 52x26.2x15.5cm 54x26x15.5cm | 52%26.2x15.5cm 54x26x15.5cm
ESD: available

Lens material: glass
Lens size: St
Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V/220-240V
Light source: 80PCS LED 56PCS SMD LED
Power: W oW
Luminous Flux: 420lm 650Im
Color temperature: '6000-7000K
Standard mount: table clamp
Colour available: white black
Giftbox size: 54x25x11.5cm 52.5%32.5x8cm 54x25x11.5cm
Adapter: without adapter ‘available

http://www.jialibourya.com
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685

NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com
http.// www.jialibourya.com
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Lens material: glass Lens material: glass
Lens size: 5" Lens size: i 4"
Diopter: 3 diopter/5 diopter Diopter: 3 diopter/5 diopter 3 diopter
Voltage: 100V/110-120V/220-240V Voltage: 100V/110-120\/220-240V
Light source: 90PCS LED 56PCS SMD LED TS5 22W circular fluorescent tube 90PCS LED 56PCS SMD LED Light source: TS5 22W circular fluorescent tube Max 80W (not include)
Power: B\ 9w 22W BW W Power: 22W
Luminous Flux: 420lm 650lm 1000Im 420im 650Im Luminous Flux: 1000Im
Color temperature: 6000-7000K 6500K 6000-7000K Color temperature: B6500K
Standard mount: table clamp Standard mount: table clamp
Colour available: white, black Colour available: white,black
Giftbox size: 54 .5%x28x13.4cm | 50%24x10.3cm Giftbox size: 51.5x27x12cm 66.5x19x9.5cm
ESD: ~available

n BOURYA’ | http://www.jialibourya.com
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8064DC / 8064LED
Lens material: glass Lens material: glass
Lens size: & Lens size: T
Diopter: 3 diopter/5 diopter/8 diopter Diopter: 3 diopter/5 diopter
Voltage: 100V/110-120V//220-240V Voltage: 100V/110-120V/220-240V
Light source: T9 22W circular fluorescent tube 90PCS LED Light source: 108PCS LED 84PCS SMD LED T5 28W circular fluorescent tube
Power: 220 6w Power: 8W. 21W 28W
Luminous Flux: 900lm 420lm Luminous Flux: 550lm 1100Im 1280Im
Color temperature: 6500K 6000-7000K Color temperature: 6000-7000K 8500K
Standard mount: table clamp Standard mount: table clamp
Colour available: white,black Colour available: white, black
Giftbox size: 28%18.8%x60cm Giftbox size: 28 2% 14.4x60cm
ESD: ‘available Adapter: without adapter available without adapter
‘ BOURYA' | http://wwwi.jialibourya.com 3 (VD) | BOURYA' -
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
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NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com
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' 8061LED-S
8061LED

Lens material: glass

Lens material: glass

Lens size: 7 | Lens size: 6.85"x4.25"
Diopter: 3 diopter/5 diopter Diopter: 3 diopter
Voltage: 100V/110-120V/220-240V Voltage: 100V/110-120W/220-240V
Light source: 108PCS LED T5 28W circular fluorescent tube Light source: B60PCS LED 40PCS SMD LED 60PCS LED | 42PCS SMD LED 40PCS SMD LED
Power: BW 28W Power: 4w W 4w W BW
Luminous Flux: 550lm 1280lm Luminous Flux: 300Im 550lm 300Im 550Im 550lm
Color temperature: 6000-7000K 6500K Color temperature: 6000-7000K
Standard mount: table clamp Standard mount: table clamp floorstand
Colour available: white, black Colour available: white,black
Giftbox size: 29.5x16x55¢cm 28.2x14 4x60cm Adapter: without adapter J with adapter without adapter

‘ BOURYA™ | http://www.jialibourya.com
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NINGBO JIALI OPTOELECTRONIC CO., LTD.

E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com
http.// www.jialibourya.com
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Lens material: glass
| Lens size: 5"
Diopter: 3 diopter/5 diopter/8 diopter
| Voltage: 100V/110-120V/220-240V
Light source: T5 22W circular fluorescent tube | T9 22W circular fluorescent tube
| Power: 29W
’_Luminous Flux: " 1000Im | 900Im
| Color temperature: 6500K
Standard mount: floorstand
| Colour available: white, black

‘ BOURYA | http://www.jialibourya.com

| Lens material: glass
Lens size: L { 7.5"%6.2"
Diopter: 3 diopter/5 diopter/8 diopter 3 diopter/5 diopter
Voltage: 100V/110-120V/220-240V
Light source: T9 22W circular fluorescent tube 108PCS LED
Power: 22 [ 8w
Luminous Flux: 900Im 550im
Color temperature: 6500K | 6000-7000K
Standard mount: floorstand
Colour available: white,black

(€ EFD ® ® |BOURYA -
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685

8015LED-U

8118

\oltage: 100V/110-120V//220-240V
Light source: 84PCS SMD LED 42PCS SMD LED
Power, 21W W
Luminous Flux: 1100Im 550Im
Color temperature:; 6000-7000K
Standard mount; table clamp | table base
Colour available: white,black
Giftbox size: 74.5x26x12cm | 38.5%22x12.5cm
Adapter: with adapter

BOURYA™ | http://www.jialibourya.com

NINGBO JIALI OPTOELECTRONIC CO., LTD.
E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com

http.// www.jialibourya.com

.|[5—H

80151P

Voltage: 100V/110-120V/220-240V
Light source: 3xT5 14W fluorescent tube
Power:; 42W
Luminous Flux: 250qu
Color temperature: B500K
Standard mount: table clamp
Colour available: white black
Giftbox size: 74x22x%14.8cm 82.5%25.5x16cm

253 ©-® [sourva I
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685

&

Voltage: 100V/110-120V//220-240V
Light source: 2x15W fluorescent tube T5 28W fluorescent tube Max 60W (not include)
Power: 3ow 28W
Luminous Flux: 900Im 1280Im
Color temperature: B500K
Standard mount: table clamp
Colour available: white, black
Giftbox size: 20.8x%13.3x82.8cm 33.5x23.5x59cm 71%36.5%x18cm

n BOURYA’ | http://www.jialibourya.com

NINGBO JIALI OPTOELECTRONIC CO., LTD.
E-mail: jialicn@cnool.net fucjyn@cnool.net byyjiwj@jialibourya.com
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Add: 36, Shunke Road, Yuyao, 315400, Zhejiang, China
Tel: +86 574 62501686 62501687 62501688 Fax: +86 574 62501685
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European plug-3
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