1 2 3 4 5 6 7 | 8 | 9 | 10

REV| MODIFICATION DATE DRAW APPROVE
G
%ﬂ Luj
0%
B N i
s M~
C :) A
SPECIFICATIONS:
Current Rating:PIN Number—A 35A;PIN £
Number—B 3A
Operating Voltage: 125V MAX.
Dielectric Withstanding Voltage: 1500V MAX.
Contact Resistance: 10mQ MAX. |
Cable OD: 23.0—96.0mm
o Waterproof Standard:IP 67
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Metal Zinc Alloy Chrome Ptd. 1
Contact Brass Gold Ptd. 2-8 |~
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TYPE PIN NUMBER—A(5A) PIN NUMBER—B(3A) ousng
No. | Description| Material Treat Q'ty |B
P /N: 0250 02 | 0250 03| 0250 04 | 0250 05| 0250 06 | 0250 Q7 | 0250 08
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