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LOGO (Laser) :

13.0mm 11.3mm
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UL20276 (2C*24AWG+AL+D+M)*5C+4C*24AWG+AL+D+M+B,
OD=9.3mm, Color: Dark Gray,
Printing: 4Kx2K(2160P) Ultra-High Definition 3D Cable High

Speed HDMI™ Cable with Ethernet E119932-T X AWM 2027
80°C 30V VW-1 COPARTNER RoHS

HDMI 19P M, Gold Plated, RoHS

Lead-Free Tin Wire, OD=0.8mm, 1000G, RoHS

Color: Black, $1.0mm, RoHS

Color: Black, $3.0mm, RoHS

LD-PE, 950 PE, RoHS

2.4cm, RoHS

2.6cm, RoHS

PVC, 45P, Color: Dark Gray, RoHS

HDMI, Gold Plated, Laser Mark "PREMIUM" "HDMI", RoHS
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ROLINE PREMIUM HDMI UltraHD Cable +

Product Name Ethernet, M/M,9,15m
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