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Gold plating
Dust cap

1.Compatible with HDMI 2.1 standard

2.Supports computer resolutions to 8K@60Hz,4K@120Hz,4K@60Hz,4K@30Hz

3.Support 3D/HDCP2.2/EDID /HDR/eARC

4.Plug and Play

5.Hybrid optical cable with fiber and copper wire

6.Round cable Black PVC jacket OD:5.0±2.0mm

7.Raw cable Spec:(50/125um FIBER*4C+MID)*1+(1P*30#+D+AL)*1+3C*30#+2C*26#+F+D+AL

8.Operation temperature : 0℃-+50℃

  Storage temperature   : -20℃-+70℃

9.RoHS and REACH compliant

10.Cable Printing:Ultra High Speed HDMI  Hybrid Fiber Optic Cable
TM

NOTE:

Kevlar

PVC Jacket

4 Core Multimode Fiber

Insulation

AL-Foil

30AWG BC

30AWG BC

26AWG BC

 Autodesk 
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ROLINE Ultra HD HDMI AOC Fiber Cable 8K60Hz,M/M,black

Round cable black PVC jacket

ITEM NO. LENGTH

14.01.3484

14.01.3485

15000±150mm

20000±200mm

14.01.3483 30000±300mm

14.01.3487 50000±500mm


