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) SPECIFICATION:
P0©©06
J 8 VOLTAGE RATING: 5V
CURRENT RATING: 2A
INSULATION RESISTANCE: 100MEGA OHM MIN
DIELECTRIC WITHSTAND VOLTAGE:100V AT 60HZ
CONTACT RESISTANCE: 30mOHM MAX. BEFORE TEST AND 60mOHM MAX. AFTER TEST
WORKING STROKE ON SINGLE PIN: PRESS STROKE 0.9mm (PER CONTACT) 30gF MAX.
LIFE CYCLE TEST: PRESS STROKE 0.9mm, 10,000 TIMES MIN
SALT SPRAY TEST: 5% SALT SPRAY CONCENTRATION, TEMPERATURE 35°C,
TEST TIME 48 HOURS, NO CORROSION
OPERATING TEMPERATURE RANGE: -30°C~+85°C
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