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Part Number 9101/10 9102/10 9103/10
Material Core Aluminum Aluminum Aluminum
Material Running surface Rubber Rubber Aluminum
Running surface Structure Smooth Studded Crolj:;hr?it:;ed

Operating temperature: -30°C to 80°C
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