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M4 SCREW AND WASHER
APPLICABLE
TECHNICAL DATA
CURRENT RATE .
(4AMMA 2 UNSHIELD CABLE) 23A @ AMBIENT 70°C
CURRENT RATE .
(2.5~3MMA2 UNSHIELD CABLE) 16A @ AMBIENT 70°C
UL RATING VOLTAGE
(OVERVOLTAGE CATEGORY II 800V DC
POLLUTION DEGREE 2)
OPERATING TEMPERATURE ~40~125°C
DIELECTRIC WITH STANDING VOLTAGE 3000V AC
2000M() MIN.

INSULATION RESISTANCE S e
DURABILITY 200 CYCLES
SHIELDING YES
WATERPRROF(MATED CONDITION) IP 67. IP6KIK
PROTECTION LEVEL IP2XB
AMBIENT TEMPERATURE 240~70°C
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MOUNTING INTERFACE SPECIFICATION
(KEY A MOUNTING INTERFACE SHOWN)

REFER TO PAGE TWO FOR KEY B - F MOUNTING DIFFERENCES

1.RECEPTACLE DON'T INCLUDE CONTACT PIN,NEED TO BUY SEPARATE:

THE MAIN CONTACT:C310003611,USE LEVEL: 2PCS

THE HVIL CONTACT:C310003614,USE LEVEL: 2PCS REH(:\ESP:-;SCZIE)EZ ZZN KEY ;iODE
2.PREVAILING TORQUES:2N*M
HVSL282022B B
SCOPE OF CABLE OUTSIDE DIAMETER HVSL282022C C
SIZE OUTSIDE DIAMETER HVSL282022D D
2.5 MMA2 2.7~3.7 MM HVSL282022E E
3 MMA2 2.5~3.7 MM HVSL282022F F
4 MMA2 3.0~4.0 MM
DIMENSIONS | TOLERANCES | PROJECTION TITLE
ANSI Y145M X +05 AmphenOI PCd ShenZhen HVSL282022X X XX
wrs | xx o soe | (O) T | g RECEPTACLE ASSEMBLY
Pro/E FILE ANGLES +05
RQ 2017.0524
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KEY A - F MOUNTING DIFFERENCES RECEPTACLE

C-HVSL282022X

C-HVSL282022X
T f T T I
HVSL282022A (KEY A) | HVSL282022C (KEY C) } HVSL282022D (KEY D) | HVSL282022E (KEY E) | HVSL282022F (KEY F)

SIZE | DWG NO. REV
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