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ECN NO.

DATE

DESCRIPTION

LENT460065

2014/06/18

Change Temperature Range

LE31490137

2014709/03

Change to 94 VO material

C201856

2020711725

13/16"-28UN-2B

ZﬁkNo%e:

A\
A&f

*
*

AOImportant Dimension To Check
Woterproof Rate: [P6T, Mated
Housing: Thermoplastic, Black
Gasket: Rubber, Gray

Seal: Rubber, Gray

Screw Nut: Zinc Alloy, Nickel Plated
Sealing Nut: Thermoplastic, Black
Temperature Range: -40~+105°C

Seal for cable OD: @D4.5~D 7. 5mm

One Set Unassembled in One PE Bag

UNTT : mm

TOLERANCE
X

XX
XXX
ANGLES

TITLE

CABLE W/O SR,

RJ,

M,

C METAL. NONE N
F1 'COMPLED, SCREW

SCALE

SIZE

Ad

SHEET oF

REV.

D

WC-REV

A

8

(QC): Inspection item

ITEM NO

RCM-00BMMA-SLMT00 | Joyy

DRAWN BY DATE

2014-09-03

DWG NO

RCM-00BMMA-SLMT00| Tom

CHECKED BY DATE

2014-09-03

CUSTOMER

ALTW Victor

APPROVED BY DATE

2014-09-03
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