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NOTE :
1.100% open short & miss wire test
2. MARKING : COMPUTER INTERFACE CABLE 300V 80°C
3. RoHS2. 0 and REACH COMPLIANT
COLOUR:beige
MATERTAL LIST -
ITEM NO. LENGTH TOLERANCE
@ | MOLDED PVC, BEIGE 2 11,01, 5618 1.8 + 30mm
(®| CONNETOR | PS/2 FEMALE, PIN NICKEL PLATED, NICKEL PLATED SHELL 1 !1.01. 5630 3 Om +50mm
11.01. 5660 6. Om +100mm
@ | CONNETOR | PS/2 MALE, PIN NICKEL PLATED, NTCKEL PLATED SHELL 1 11.01. 5690 10. om - 300mm
@ CABLE 30AWG BC*6C+DRAIN(28AWG BC) +AM+JACKET:PVC/beige 1 ITEM NO. |11.01. 5618 |11.01. 5630 |11,01.5660 |11.01.5690 |
0D:4.240. 2mm DESC. | ROLINE PS/2 Cable, Male/Female
NO. | PARTS NAME SPECTFICATION STANDARD QT’Y | REMARK
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