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Cabinets – NOVASTAR Service Plus

Part number in bold face type: ready for despatch within 2 working days
Part number in normal type: ready for despatch within 10 working days

Main Catalogue
E  10/2012

Order Information

Fan top covers, lifting eye, thermostat, speed controller

Fan top cover 
(fan height 25 mm)

Fan top cover 
(fan height 38 mm)

Lifting eye Thermostat Speed control

 Fan top cover 
with fans

Fan
84 ... 90 m³

 Fan top cover 
with fans

Fan
162 ... 172 m³

07011082 kta44844 07011082 kta44844 07011072 01108052 01105055

St, RAL 7021, 
incl. GND/

earthing and 
cabling; 2 fans for 

500 mm depth, 
4 cover caps; 

3 fans for  
600/800 mm 

depth, 3 cover 
caps; 0.5 m 

connector cable, 
IEC C14 plug

axial fan with 
protective grille, 
230 VAC, 8 W, 
84 ... 90 m³/h 

29 ... 30 dB(A), 
height 25 mm;
please order 
separately if 

additional fans 
are required

St, RAL 7021, 
incl. GND/

earthing and 
cabling; 2 fans for 

500 mm depth, 
1 cover cap; 

3 fans for  
600/800 mm 

depth, 3 cover 
caps; 0.5 m 

connector cable, 
IEC C14 plug

axial fan with 
protective grille, 
230 VAC, 15 W, 
162 ... 172 m³/h, 
37 ... 41 dB(A), 
height 38 mm;
please order 
separately if 

additional fans 
are required

for raised cover 
or fan top cover; 
M12, application

and load to 
DIN 582

with mains cable 
230 VAC 

(SCHUKO/UTE 
plug/ 

IEC 60320  
C13 socket), 

adjustment range 
0 ... 60°C

fully wired,  
90 ... 264 VAC, 
input SCHUKO/

UTE plug, 
outlet IEC 60320 

C13 socket; 
external NTC 
sensor 1.5 m

Cabinet dimensions
Height Width Depth PU 1 kit 1 piece PU 1 kit 1 piece PU 4 pieces 1 piece 1 piece

No. U mm mm mm assembled assembled assembled assembled assembled assembled assembled
1 6 357 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-005
2 6 357 553 600 27230-082 27230-086
3 9 456 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-005
4 9 456 553 600 27230-082 27230-086
5 12 589 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-0056 12 589 553 600 27230-082 27230-086
7 12 589 553 800 27230-083 27230-087
8 16 767 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-0059 16 767 553 600 27230-082 27230-086
10 16 767 553 800 27230-083 27230-087
11 20 945 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00512 20 945 553 600 27230-082 27230-086
13 20 945 553 800 27230-083 27230-087
14 25 1167 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00515 25 1167 553 600 27230-082 27230-086
16 25 1167 553 800 27230-083 27230-087
17 34 1567 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00518 34 1567 553 600 27230-082 27230-086
19 34 1567 553 800 27230-083 27230-087
20 38 1745 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00521 38 1745 553 600 27230-082 27230-086
22 38 1745 553 800 27230-083 27230-087
23 43 1967 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00524 43 1967 553 600 27230-082 27230-086
25 43 1967 553 800 27230-083 27230-087
26 47 2145 553 500 27230-081

27230-077
27230-085

27230-078 27230-065 20118-750 60715-00527 47 2145 553 600 27230-082 27230-086
28 47 2145 553 800 27230-083 27230-087

If you would like to have the individual components of your configured ServicePLUS cabinet fitted, please add the suffix /05 to the part number

Further information www.schroff.biz/oneclick oneClick code = part number
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