
1.345

Cabinets – Hoffman Open Frame Racks

Part number in bold face type: ready for despatch within 2 working days
Part number in normal type: ready for despatch within 10 working days

Main Catalogue
D  10/2012

00508007

Hoffman open frame rack

� Static load-carrying capacity 5 kg

� Mounting height 1 U

Delivery comprises

Order Information

Note
� 19" assembly kit see page 1.338

00508003

Hoffman open frame rack

� Static load-carrying capacity 10 kg

� Mounting height 2 U

Delivery comprises

Order Information

Note
� 19" assembly kit see page 1.338
Hoffman open frame rack

00508010

Hoffman open frame rack

� Static load-carrying capacity 15 kg

� Installation height 2 U

� Depth adjustable in 25 mm grid increments, 
forward protrusion min. 26 mm, max. 126 mm

Delivery comprises (kit)

Order Information

Note
� 19" assembly kit see page 1.338

19" equipment shelf, 1 U

Item Qty Description
1 1 Equipment shelf, St, 1.5 mm

Width Depth AlZn RAL 7021 RAL 7035
mm mm Part no. Part no. Part no.
447 390 20118-781 20118-782 20118-783

19" equipment shelf, 2 U

Item Qty Description
1 1 Equipment shelf, St, 1.5 mm

Width Depth RAL 7021 RAL 7035
mm mm Part no. Part no.
447 238 20118-784 20118-785

19" equipment shelf, depth-adjustable, 
2 U

Item Qty Description
1 1 Equipment shelf, St, 1.5 mm
2 2 Mounting bracket with assembly kit, St, 1.5 mm

Width Depth RAL 7021 RAL 7035
mm mm Part no. Part no.
430 250 20118-786 20118-789
430 300 20118-787 20118-790
430 400 20118-788 20118-791
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