Cabinet Accessories - Telescopic slides

449

k = rail width, w = max. installation width

Dimensions table

Slim universal telescopic slide,
2U

Static load-carrying capacity per pair 46 - 57 kg

Lateral mounting on the 19" uprights (19" plane remains free for
fixing the extension/drawer)

Locking at full extension

Extension length > 110 %

Rail width k = 9.7 mm,

max. installation width of extension/drawer w = 429 mm
Delivery comprises

Item Qty
1 2

Description
Telescopic slide, St, zinc-plated

Order Information

Length L Extensionlength Load-carrying Part no.
00505009 Y capacity P

mm mm kg

356 432 57 20110-071

406 483 55 20110-072

457 6588 55 20110-073

508 584 55 20110-074

©59 635 46 20110-075

584 660 46 20110-076

610 686 46 20110-077

Accessories

Assembly kit for VARISTAR, for assembly of

2 telesco;,ic slides, PU 1 kit g ikl ol

Assembly kit for eurorack, for assembly of

2 telesco;,ic slides, PU 1 kit ’ 21120162

Telescopic slides mounting kit for NOVASTAR,

e telescopic slides,gPU 1 kit cahled i)

Delivery: supplied loose with cabinet or frame Part no./35

Note
Length L Internal part External part .

9 A w P c X D E P E B To mount on 19" plane please order assembly kit separately
356 1016 1842 3048 3560 | 1016 2286 3302 B Universal telescopic rails can also be fitted without additional
406 127.0  209.6 3556 4060 | 127.0 2540  381.0 components in non-standard applications, thus also in other
457 1270 2350 4064 4570 | 1524 2794 4318 than 19" cabinets
508 152.4 2604 4572 5080 | 1524 3302 4826
559 2032 4128 5080 559.0 | 177.8 3556  533.4
584 2032 4318 5334 5840 | 1778 381.0 5588
610 2032 4382 5588  610.0 | 2032 381.0 5842
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Part number in normal type: ready for despatch within 10 working days



