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Order Information

� View of side panels 3, 4, 6, 9 U see page  6.18

Side panels type F for stainless steel gasket

Side panel 19" bracket 
without 

handle holes

19" bracket 
with 

handle holes

19" bracket EMC gasket 
(stainless 

steel)

Rear angle Side panel 
connectiontype F depth- 

adjustable

06197003 bza45819 06106050 06102501 BGA45760 BZA46573 BPA45867

06108070 06108062

without 
19" bracket,
Al, 2 mm, 

passivated, 
please order 
19“ bracket 

and corner profile 
separately

with lateral 
grooves for 

stainless steel 
EMC gasket, 
Al extrusion, 

rear side etched, 
front anodised

with lateral 
grooves for 

stainless steel 
EMC gasket, 
Al extrusion, 

rear side etched, 
front anodised 
please order 
front handles 
separately, 
see page 

 6.25

Al extrusion, 
passivated

inserted laterally 
into the grooves 
of the front panel

Al extrusion, 
surface clear 
passivated; 
with lateral 
grooves for 

stainless steel 
EMC gasekt;

rear hood cannot 
be mounted 

simultaneously

Zn die-cast, 
incl. fixing 

material kit, 
for connecting 

two by two 
side panels 

(on top of each 
other)

Height Depth
U mm 1 piece PU 1 pair PU 1 pair PU 1 pair PU 10 pieces PU 1 pair PU 4 pieces
3 175 34560-185

24560-197 24560-198 24560-199 21101-705 24561-198 21101-954

3 235 34560-187
3 275 1) 34579-300
3 277.75 2) 34579-002
3 295 34560-189
3 355 34560-191
3 415 34560-193
3 475 34560-195
4 175 3) 34560-285

24560-297 24560-298 24560-299 21101-713 24561-298 21101-954

4 235 3) 34560-287
4 295 3) 34560-289
4 355 3) 34560-291
4 415 3) 34560-293
4 475 3) 34560-295
6 175 34560-485

24560-497 24560-498 24560-499 21101-707 24561-498 21101-954

6 235 34560-487
6 275 1) 34579-038
6 277.75 2) 34579-012
6 295 34560-489
6 355 34560-491
6 415 34560-493
6 475 34560-495
6 970 34560-496
9 175 34560-785

24560-797 24560-798 24560-799 21101-709 24561-798 21101-954
9 235 34560-787
9 295 34560-789
9 355 34560-791
9 415 34560-793
Screw, M4 x 14, PU 100 pieces, 
for fastening horizontal rail to 
side panel

24560-130 24560-130 24560-130 24560-130 – 24560-130 –

Screw, M4 x 10, required if 
guide rails are screwed to slot 1, 
PU 100 pieces

24560-155 24560-155 24560-155 24560-155 – 24560-155 –

1) CompactPCI 2) VME64x 3) Grid holes of side panel 3 + 1 U




