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Frame type plug-in units PRO ServicePLUS

Individual 
components Side panels, cover plates, guide rails

Extruded side panel Extruded side panel 
with cooling fins

Side panel, corner profile 
and side plate

Cover plate

Left Right Left Right Corner profile Side plate Without 
perforation

With perforation

04808124 04808065 04811050 04808066 04808067 04808068 04808070

Supplied 
quantity for 
assembly of 
5 frame type 
plug-in units

Al extrusion, colourless passivated, 
with groove for one PCB; 

3 U symmetrical; 6 U asymmetrical, 
right and left side panel different)

Side panels with and without cooling 
fins can be combined

Al extrusion, colourless passivated, 
with groove for one PCB; 

3 U symmetrical; 6 U asymmetrical

Side panels with and without cooling 
fins can be combined

Al extrusion, 
colourless  
passivated,  

with groove for 
one PCB, 

please order side 
plate separately

St, 1 mm, 
zinc-plated, 

is inserted into 
side panel rear 

angle

St, 1.0 mm, 
zinc-plated; 
PCB only 

possible in slot 1

St, 1.2 mm, Al, 
airflow rate in 

perforated area 
approx. 65 %; 

PCB only 
possible in slot 1

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 5)1)

1 piece 
(SPQ 10)1)

1 piece 
(SPQ 10)1)

Width 3 U Height
HP  PCB depth 160 mm
8

34812-100
1 piece 

(SPQ 10)1)

34812-100
1 piece 

(SPQ 10)1)

34812-200 34812-200 34812-102 34812-103

34812-408 34812-958
10 34812-410 34812-960
12 34812-412 34812-962
14 34812-414 34812-964
21 34812-421 34812-971
28 34812-428 34812-978
42 34812-442 34812-992

 PCB depth 220 mm
8

34813-100
1 piece 

(SPQ 10)1)

34813-100
1 piece 

(SPQ 10)1)

34813-200 34813-200 34813-102 34813-103

34813-408 34813-958
10 34813-410 34813-960
12 34813-412 34813-962
14 34813-414 34813-964
21 34813-421 34813-971
28 34813-428 34813-978
42 34813-442 34813-992

Width 6 U Height
HP  PCB depth 160 mm
8

34812-600
1 piece 

(SPQ 5)1)

34812-601
1 piece 

(SPQ 5)1)

– 34812-701 34812-102 34812-603

34812-408 34812-958
10 34812-410 34812-960
12 34812-412 34812-962
14 34812-414 34812-964
21 34812-421 34812-971
28 34812-428 34812-978
42 34812-442 34812-992

 PCB depth 220 mm
8

34813-600
1 piece 

(SPQ 5)1)

34813-601
1 piece 

(SPQ 5)1)

– 34813-701 34813-102 34813-603

34813-408 34813-958
10 34813-410 34813-960
12 34813-412 34813-962
14 34813-414 34813-964
21 34813-421 34813-971
28 34813-428 34813-978
42 34813-442 34813-992

Dimensions 
see page   7.80  7.80  7.80  7.80  7.81  7.81  7.84  7.84

1) SPQ (standard pack quantity): Part number includes 1 piece, but delivery is exclusively made in standard pack quantity (SPQ); 
please order at least the SPQ quantity or a multiple




