
6.121

19" chassis – O ServicePLUS

Part number in bold face type: ready for despatch within 2 working days
Part number in normal type: ready for despatch within 10 working days

Main Catalogue
E  10/2012

Order Information

Note

K Further sizes available on request

K Al extrusion side panels up to 1000 mm length available on 
request

K Telescopic slides see page  6.125

Individual components 19" chassis for non-standardised assemblies

Front handles Threaded insert M3 for 

extruded side panel

EMC gasketing kit Assembly kit 

Shielding upgrade of 

approx. 30 dB

for telescopic slides

06002052 06007051 esa44237 06094004

Al extrusion, anodised, 
incl. assembly kit

see page
 5.108

St, 2 mm, zinc-plated, 
height 7 mm, 

length 431.3 mm, 
M3 hole clearance 
1 HP = 5.08 mm

Gasket 2100 mm, 
silicone/nickel, for contacting 

side panel/ top cover and 
base plate; 

sawtooth gasket 400 mm; 
stainless steel, for contacting 

front panel/ top cover and 
base plate 

Assembly kit and adaptor 
bracket for the 

cabinets VARISTAR, 
eurorack, minirack; 

for mounting the 
19in. chassis on 
telescopic slides; 

please order telescopic slides 
separately
see page

 6.125
Height Height Width Depth D

U mm HP mm PU 2 pieces 1 piece PU 1 kit PU 1 kit

1 43.7 84 220

20860-256

30821-589 20860-130 20860-131

1 43.7 84 280

1 43.7 84 340

2 88.1 84 220

20860-2572 88.1 84 280

2 88.1 84 340

3 132.6 84 280

20860-258
3 132.6 84 340

3 132.6 84 400

3 132.6 84 460

4 177.0 84 280

20860-259
4 177.0 84 340

4 177.0 84 400

4 177.0 84 460

5 221.5 84 460 20860-260


