
TBS partnumber : SP-DSR-001

COILED CABLE MEASUREMENTS

Cable type :
Conductor insulation :

Conductor colours :
Overall sheath :

Temperature range :
Weight :

LiF12Y11Y 9x0,25 mm² TB45 FLEX, 32x0,10 mm bare copper wires
TPE-E
according to DIN 47100
PUR Colour : grey (± RAL 7032)
-25 ºC to +70 ºC
± 0,16 kg/pc
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Tolerances ± 10%  unless stated otherwise
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