
 Data sheet   Actuator .       
 Part No. :  02-810.001 
 Technical data 

 Design  flush    

 Mounting cut-out  21.2 mm x 29.2 mm    

 Terminal  Screw terminal    

 Operating voltage  10 - 55 V AC    

 Front cap colour  Black    

 Front cap material  Plastic    

 Weight  0.06   kg 

 IP Protection  IP40 front side, according to DIN EN 60529    

 Soundpressure  85dB (A) ±8dB at a distance of 0.1m, Volume variable with a 1MΩ 
potentiometer or corresponding fixed     

 Tone frequency  ca. 2.8 kHz    

 Operating temperature  – 20 °C … + 60 °C    

 Tightening torque   Fixing sleeve max. 0.2 Nm, Screw terminal 0.8 Nm    

 Dimension drawings 
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Wiring diagrams
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U1 = 10 -35 VAC
       10-50 VDC

U2= 35-55 VAC
       35-75 VDC
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