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MATERIAL| OLD PART
NUMBER NUMBER
120091-0004 NO3MA03124
120091-0010 NO4MAQ3124
3 POLE FACE VIEW
—-— 1.77/450 REF, —
M8x1
i
47/12.0 REF. ] \ﬂ
‘ .D. CABLE RANGE
3 / 14-.20/3.5-5.0
4 POLE FACE VIEW
2 4
VOLTAGE RATING 60 VAC/ 75VDC
1 3 AMPERAGE RATING 4 AMPS
PROTECTION P67
OPERATING 0°C TO 80°C
TEMPERATURE
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