
Range datasheet 

RS Pro Cylindrical Male - Foot Anti-Vibration 

Mounts 

Product Details - 

MALE - FOOT/BUMP STOP Cylindrical mounts, a 

simple and cost effective mount. For use in 

compression or as a Buffer. A very large range of 
available size and studs. 

 
 

H = Height 

D = Diameter 

G = Tread Size 

 

L = Thread Length 

ENGLISH 

Line Drawing - 



Range T able: 

RS Code Metal type Rubber Hardness D (mm) H (mm) GxL (mm) Max. Compression Load 
1264923 Zinc plated steel Natural Rubber 60 Shore A 8 5 M3x6 5.5kg 
1264925 Zinc plated steel Natural Rubber 45 Shore A 10 8 M4x10 2.7kg 
1263927 Stainless steel grade 304 EPDM Rubber 85 Shore A 10 8 M4x6 18kg 
1264926 Zinc plated steel Natural Rubber 60 Shore A 10 10 M4x6 5kg 
1264927 Stainless steel grade 304 Natural Rubber 40 Shore A 12.5 15 M5x10 14.74kg 
1264928 Zinc plated steel Natural Rubber 55 Shore A 12 19 M5x12 5.6kg 
1264929 Zinc plated steel Natural Rubber 45 Shore A 15 8 M4x10 12kg 
1264931 Zinc plated steel Natural Rubber 60 Shore A 15 8 M4x15 24kg 
1264932 Zinc plated steel Natural Rubber 50 Shore A 15 15 M4x10 7.62kg 
1264933 Zinc plated steel Natural Rubber 60 Shore A 15 15 M5x15 12kg 
1264934 Zinc plated steel Natural Rubber 60 Shore A 15 15 M6x6 12kg 
1264935 Zinc plated steel Natural Rubber 60 Shore A 15 20 M5x12 9.8kg 
1264936 Zinc plated steel Natural Rubber 60 Shore A 15 25 M5x12 5.8kg 
1264937 Zinc plated steel Natural Rubber 55 Shore A 16 10 M5x12 25.6kg 
1264938 Zinc plated steel Natural Rubber 60 Shore A 16 18 M4x10 12kg 
1264939 Zinc plated steel Natural Rubber 60 Shore A 16 18 M5x15 12kg 
1264940 Zinc plated steel Natural Rubber 60 Shore A 16 20 M5x12 6kg 
1264941 Zinc plated steel Natural Rubber 60 Shore A 20 8 M6x15 50kg 
1264942 Zinc plated steel Natural Rubber 60 Shore A 20 10 M8x20 34kg 
1264943 Zinc plated steel Natural Rubber 60 Shore A 20 13 M6x20 28.2kg 
1264944 Zinc plated steel Natural Rubber 45 Shore A 20 15 M6x10 12.3kg 
1264945 Zinc plated steel Natural Rubber 60 Shore A 20 20 M6x15 22kg 
1264947 Zinc plated steel Natural Rubber 45 Shore A 20 20 M6x20 11kg 
1264948 Zinc plated steel Natural Rubber 55 Shore A 20 20 M6x20 17.6kg 
1263928 Stainless steel grade 304 Natural Rubber 50 Shore A 20 20 M6x20 13.97kg 
1264949 Zinc plated steel Natural Rubber 60 Shore A 20 25 M6x15 21kg 
1264950 Zinc plated steel Natural Rubber 60 Shore A 25 10 M6x18 66kg 
1264951 Zinc plated steel Natural Rubber 60 Shore A 25 10 M8x20 66kg 
1264953 Zinc plated steel Natural Rubber 45 Shore A 25 15 M6x18 21.5kg 
1264954 Zinc plated steel Natural Rubber 60 Shore A 25 15 M8x20 43kg 
1264955 Zinc plated steel Natural Rubber 60 Shore A 25 20 M8x20 36.8kg 
1264956 Zinc plated steel Natural Rubber 60 Shore A 25 30 M6x18 32.8kg 
1264957 Zinc plated steel Natural Rubber 50 Shore A 30 8 M8x40 70kg 
1264958 Zinc plated steel Natural Rubber 55 Shore A 30 10 M6x28 72kg 
1264959 Zinc plated steel Natural Rubber 55 Shore A 30 10 M6x28 72kg 
1264960 Zinc plated steel Natural Rubber 60 Shore A 30 15 M8x25 75.6kg 
1264961 Zinc plated steel Natural Rubber 60 Shore A 30 17 M8x30 72kg 
1263929 Stainless steel grade 304 Natural Rubber 45 Shore A 30 20 M8x15 29.5kg 
1264962 Zinc plated steel Natural Rubber 60 Shore A 30 20 M8x15 59kg 
1264963 Zinc plated steel Natural Rubber 60 Shore A 30 20 M8x25 59kg 
1264964 Zinc plated steel Natural Rubber 60 Shore A 30 25 M8x10 52.6kg 
1264965 Zinc plated steel Natural Rubber 60 Shore A 30 30 M8x25 49.6kg 
1264966 Zinc plated steel Natural Rubber 60 Shore A 30 35 M6x18 48kg 
1264967 Zinc plated steel Natural Rubber 60 Shore A 30 35 M8x15 48kg 
1264969 Zinc plated steel Natural Rubber 60 Shore A 30 35 M8x33 48kg 
1264970 Zinc plated steel Natural Rubber 60 Shore A 40 20 M10x25 126.4kg 
1264971 Zinc plated steel Natural Rubber 50 Shore A 40 20 M8x20 80.26kg 
1264972 Zinc plated steel Natural Rubber 60 Shore A 40 25 M10x25 108kg 
1264973 Zinc plated steel Natural Rubber 45 Shore A 40 25 M6x20 54kg 
1264975 Zinc plated steel Natural Rubber 60 Shore A 40 30 M10x25 96.2kg 
1264976 Zinc plated steel Natural Rubber 45 Shore A 40 30 M8x20 48.1kg 
1264977 Zinc plated steel Natural Rubber 60 Shore A 40 30 M8x23 96.2kg 
1264978 Zinc plated steel Natural Rubber 60 Shore A 40 30 M8x25 96.2kg 
1264979 Zinc plated steel Natural Rubber 55 Shore A 40 35 M8x20 73.6kg 
1264981 Zinc plated steel Natural Rubber 60 Shore A 40 40 M10x25 87.4kg 
1264982 Zinc plated steel Natural Rubber 60 Shore A 50 20 M10x30 249.6kg 
1264983 Zinc plated steel Natural Rubber 60 Shore A 50 25 M10x30 195.2kg 
1264984 Zinc plated steel Natural Rubber 60 Shore A 50 30 M10x25 169.2kg 
1265930 Zinc plated steel Natural Rubber 60 Shore A 50 30 M10x30 169.2kg 
1265931 Zinc plated steel Natural Rubber 60 Shore A 50 40 M10x25 146kg 
1263930 Stainless steel grade 304 Natural Rubber 60 Shore A 50 40 M10x25 281kg 
1265932 Zinc plated steel Natural Rubber 60 Shore A 50 45 M10x25 140.2kg 
1265933 Zinc plated steel Natural Rubber 50 Shore A 50 50 M10x25 86.49kg 
1265934 Zinc plated steel Natural Rubber 60 Shore A 50 50 M8x25 136.2kg 
1265935 Zinc plated steel Natural Rubber 60 Shore A 60 35 M10x25 247.4kg 
1265936 Zinc plated steel Natural Rubber 60 Shore A 70 20 M10x15 524.4kg 
1265937 Zinc plated steel Natural Rubber 60 Shore A 70 50 M10x25 284.6kg 
1265938 Zinc plated steel Natural Rubber 60 Shore A 75 30 M12x40 534.6kg 
1263931 Stainless steel grade 304 Natural Rubber 55 Shore A 75 35 M12x37 376.48kg 
1265943 Zinc plated steel Natural Rubber 45 Shore A 75 50 M10x28 176.6kg 
1265944 Zinc plated steel Natural Rubber 45 Shore A 75 50 M12x40 176.6kg 


