
* Refer to Jabra.com/commercial-claims
1 Available as accessory  2 Using Jabra Engage Link Control Unit or Jabra Link Extension Cord accessories

3 Headset meets Microsoft Teams requirements when used with the MS control unit
4 Using Jabra Engage Link Control Unit accessory Ja
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Jabra.com/Engage

Specifications

Product name Engage 50 Stereo Engage 50 Mono
Audio User sound protection PeakStopTM 105 dB SPL, IntelliToneTM 2.0 PeakStopTM 105 dB SPL, IntelliToneTM 2.0 

Speaker size 28 x 3.9 mm 28 x 3.9 mm

Speaker Max input power 10mW (at 0.56 V)  10mW (at 0.56 V) 

Speaker sensitivity 115 dB SPL@0.4V, 1kHz  115dB SPL@0.4V, 1kHz 

Speaker impedance 32Ohms  32Ohms 

Speaker frequency range 20Hz – 20kHz 20Hz – 20kHz 

Speaker bandwidth music mode 20Hz – 20kHz 20Hz – 20kHz 

Speaker bandwidth speak mode 50Hz – 20kHz 50Hz – 20kHz

Microphone type Digital MEMS microphones Digital MEMS microphones

Microphone sensitivity -26dBFS@94dB SPL, 1kHz -26dBFS@94dB SPL, 1kHz

Microphone frequency range 100Hz – 14kHz 100Hz – 14kHz

Microphone bandwith 100Hz – 14kHz 100Hz – 14kHz 

Microphone power consumption 630uA 630uA

Power consumption Typ. 58mA Typ. 53mA 

Certifications Regulatory Approvals: CE, FCC, KCC, RCM, Noise at work, G616 and OSHA-compliant Industry 
Certifications: cTUVus, TCO / Microsoft Teams3 / Works With Chromebook** / Zoom

Ease of Use Intuitive audio control4 Yes Yes

Status lights Yes – 2 Yes – 1

Fit & comfort Headset form factor Headband Headband

Boom arm adjustable Yes (300°) Yes (300°)

Boom arm flexible Yes Yes

Headband padding No No

Ear cushions Soft leatherette Soft leatherette

Connec tivity Connection (mini jack, USB, etc) USB-C USB-C

Operating range (cord length) 120cm 120cm

Cable type Flexible USB 2.0 cable Flexible USB 2.0 cable

** This product works with devices capable of running the latest version of ChromeOS and has been certified to meet Google's compatibility standards. Google is not responsible for the operation 
of this product or its compliance with safety standards. Chromebook and the Works With Chromebook badge are trademarks of Google LLC. Call control for ChromeOS is currently validated with 
NICE CXone. Engage 50 digital experiences for ChromeOS will be available in future releases.

Jabra Engage 50 – Technical Specifications

Jabra Engage 50 
Engineered to be the world’s best  
professional digital corded headset*

• 3-microphone system, stereo sound and super wideband
• Customizable status lights on both earcups 
• Intuitive, stay-flat control unit1

• Live microphone guidance for agents and rich call analytics for the business
• USB-C connectivity. USB-A connectivity also available2



Product name Jabra Engage Link (Control Unit accessory for Engage 50)

Ease of Use Intuitive audio control  Features include: Answer/end call, mute, volume control, busylight status, programmable button

Connec tivity Connection (mini jack, USB, etc) USB-A and USB-C (model dependent)

General  Box content Controller, Quick start guide, warning/warranty card

Packaging dimensions (L x W x H) 93 x 140 x 41mm

Master carton dimensions (L x W x H) 382 x 148 x 272mm

Main unit dimension (W x D x H) 45 x 82 x 17mm

Weight (without cord) 60g

Warranty North America: 3 year limited warranty – Europe/APAC: 3 year limited warranty

Operating temperature -10°C to +40°C (Humidity 5%~85% RH)

Materials used PC/ABS; PC; POM; TPE;TPU

Jabra.com/Engage

© 2022 GN Audio A/S. All rights reserved.
® Jabra is a registered trademark of GN Audio A/S.

Specifications

Product name Engage 50 Stereo Engage 50 Mono
General  Box content Stereo headset, pouch, clothing clip, Quick start guide, 

warning/warranty card
Mono headset, clothing clip, Quick start guide,  
warning/warranty card

Packaging dimensions (L x W x H) 157 x 200 x 47mm 157 x 200 x 47mm

Master carton dimensions (L x W x H) 395 x 330 x 220mm 395 x 330 x 220mm

Main unit dimension (W x D x H) 150 x 193 x 62mm 135 x 193 x 62mm

Weight (without cord) 96g 61g

Warranty North America: 3 year limited warranty 
Europe/APAC: 3 year limited warranty

North America: 3 year limited warranty 
Europe/APAC: 3 year limited warranty

Operating temperature -10°C to +40°C (Humidity 5%~85% RH) -10°C to +40°C (Humidity 5%~85% RH)

Storage temperature -20°C to +50°C (Humidity 20%~90% RH) -20°C to +50°C (Humidity 20%~90% RH)

Materials used PC/ABS; PC; POM; TPE;TPU PC/ABS; PC; POM; TPE;TPU

Region SKU Description EAN UPC
Global 5093-610-189 Jabra Engage 50 Mono 5706991021400 706487018797

5099-610-189 Jabra Engage 50 Stereo 5706991021417 706487018803

50-219 Jabra Engage Link USB-A, UC 5706991021387 706487018773

50-119 Jabra Engage Link USB-A, MS 5706991021363 706487018759

50-259 Jabra Engage Link USB-C, UC 5706991021394 706487018780

50-159 Jabra Engage Link USB-C, MS 5706991021370 706487018766

14208-15 Jabra Link Extension cord, USB-C-USB-C, 1.20 m 5706991021349 706487018735

14208-16 Jabra Link Extension cord, USB-C-USB-A, 1.20 m 5706991021356 706487018742

14101-70 Jabra Engage 50 ear cushions, 10 pcs. 5706991021646 706487018995

14101-71 Jabra Engage 50 ear cushions, 2 pcs. 5706991021653 706487019008

14601-02 Jabra Engage clothing clip, 10 pcs. 5706991021660 706487019015
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