FRO

Datasheet

RS Pro B Housing Series

Specifications Hoods:

Limiting temperature -40 ... +125 °C
Degree of protection

acc. to IEC 60529 IP65

Material (hood/housing) Aluminium die-cast
Surface (hood/housing) Powder-coated
Colour (hood/housing) RAL 7036

Material (seal) NBR

Hoods side entry Hoods top entry
with single lever with single lever

Hood side entry | : Hoods top entry
with double lever Nt with double lever

Drawing
dimen-

sions in
mm . - -l
—-b

Part number Part number
Single Lever Double Lever Single Lever Double Lever

RS Pro 6B 1715694 1715693
1715700 1715698
1715701 1715699
1715708 1715706

RS Pro 10B

RS Pro 16B

1715709 1715707

1715715 1715713

RS Pro 24B

1715716 1715714




