
Subme rsible  

MityLite™ 1900 Flashlight

Unlike  co nve ntio nal flashlig hts that have  a ye llo wish b e am, the  MityLite  19 0 0  flashlig ht use s a hi-inte nsity Xe no n lamp  that p ro d uce s a
p o we rful, b rig ht b e am. Use  this  co mp act flashlig ht to  cut thro ug h thick smo ke , fo g , and  d ust. It is  sub me rsib le  and  co me s with a twist-o n
shro ud . The  19 0 0  is  id e al fo r any s ituatio n. Po we re d  b y 2 AAA alkaline  ce lls .
Bo d y Mate rial: Xe no y Po lyme r Re sin
Minimum Pack 6  e a.
Package d We ight : 2.4  oz.

MityLite™ 1900 Flashlight  Specif icat ions MityLite™ 1900 Flashlight  Conf igurat ions
Cat . #  De script ion

19 0 0  MityLite ™ 19 0 0  Flashlig ht (Card e d )

19 0 0 T  MityLite ™ 19 0 0  Flashlig ht (Cle ar G ift Tub e )

19 0 0 M  MityLite ™ 19 0 0  Flashlig ht Me rchand ise r Disp lay

NSN List
NSN #  De script ion
6 230 -0 1-518 -20 6 1  19 0 0 TNVG Black
6 230 -0 1-36 5-76 47  19 0 0 T Orang e
6 230 -0 1-324-29 50  19 0 0 T Orang e
6 240 -0 1-428 -9 410  19 0 4 Lamp  Mo d ule
6 230 -0 1-46 3-8 50 5  19 0 0 C
6 230 -0 1-28 1-3774  19 0 0 LM
6 230 -0 1-345-6 314  19 0 0 T Black
6 230 -0 1-522-3357  19 0 0 C Ye llo w

MityLite™ 1900 Flashlight  Accessories
Cat . #  De script ion

7 22  He lme t  Light  Holde r

19 04  Mit yLit e ™ 19 00 Lamp Module

High

High

11
LUMENS

1h 30 m

45m

571cd

IPX7 IPX7

Xe no n

2 AAA Alkaline  (Inc lud e d )

N/A

3

4.0 9 "   (10 .4 cm)

1.6  o z. (0 .0 5 kg )

0 .75 o z.  (0 .0 2 kg )




