PVC Color Coded Cable Marker
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FEATURES

RS PRO

Material: Made of
finest soft grade,
strong, durable PVC
that will resist oll,
grease, and other

material erosion. 2153018, 2153019, 2153020, 2153021, 2153022,

2153023, 2153024, 2153025, 2153026, 2153028, 2153029, 2153030,
ECP type cable 2153031, 2153032, 2153033, 2153034, 2153035, 2153036, 2153037,
marker features high 2153038, 2153039, 2153040, 2153041, 2153042, 2153043, 2153044,
quality flexible interior 2153045

to fit various cable

diameters.

The markers stay
attached on a roller
and can be
despatched easily
when needed.

Bold print on yellow
body to show your

codes distinguishly.
Any numbers can be
composed by
arranging letters and
numbers in sequence
to provide the
necessary codes.

Chevron cut design to
keep marking in line
consistently.
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RS Professionally Approved Products bring to you professional
quality parts across all product categories. Our product range has
been tested by engineers and provides a comparable quality to the
leading brands without paying a premium price.
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Product Description

e Material: Made of finest soft grade, strong, durable PVC that will resist oil,
grease, and other material erosion.

e ECP type cable marker features high quality flexible interior to fit various
cable diameters.

e The markers stay attached on a roller and can be despatched easily when
needed.

e Bold print on yellow body to show your codes distinguishly. Any numbers
can be composed by arranging letters and numbers in sequence to provide
the necessary codes.

e Chevron cut design to keep marking in line consistently.

General Specifications

Series Color coded cable marker
Type

Colour

Material PVC

UV Resistant No

Minimum Operating Temperature 0°C
Maximum Operating Temperature 60°C

Mechanical Specifications

Length 3mm
Suitable Wire 0.2~1.25sq/0.5~5.5 sq
Suitable Range(l.D.) 1.3~3.0/2.5~5.1
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Approvals

Declarations
Standards Met RoHS, SVHC
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Unit: mm
RS Articble(will Suitable Wire Suitable Range Std
be replayed RS KSS Item No. L L Color Packing
new article no.) sq AWG I.D. Markings
391249 ECP02-0BK 0.2~1.25|24~18 1.3~3.0 0 1000 pes / Roll
391255 ECP02-1BN 0.2~1.25|24~18 1.3~3.0 P

554462 ECP02-0BK 250 0.2~1.25]|24~18 1.3~3.0
554478 ECP02-1BN 250 0.2~125|24~18 1.3~3.0
554484 ECP02-2RD 250 02~125|24~18 1.3~3.0
554490 ECP02-30E 250 0.2~125|24~18 1.3~3.0
554507 ECP02-4YW 250 |0.2~1.25|24~18 1.3~3.0
554513 ECP02-5GN 250 02~125|24~18 1.3~3.0
554529 ECP02-6BE 250 0.2~125|24~18 1.3~3.0
554535 ECP02-7VT 250 0.2~125|24~18 1.3~3.0
554541 ECP02-8GY 250 0.2~125|24~18 1.3~3.0

250 pcs / BG

554557 ECP02-9WE 250 0.2~125)|24~18 1.3~3.0 White

554579 ECP02WE-250(001) |0.2 ~1.25| 24 ~ 18 1.3~3.0 White

567310 ECP1-2RD 0.5~55|20~10 25~51

567332 ECP1-0BK 05~55|20~10 25~51 1000 pcs / Roll
567342 ECP1-1BN 0.5~55|20~10 25~5.1

554620 ECP1-0BK 250 05~55120~10 25~51

554636 ECP1-1BN 250 0.5~55|20~10 25~51

554642 ECP1-2RD 250 0.5~55|20~10 25~51
554658 ECP1-30E 250 0.5~55|20~10 25~51
554664 ECP1-4YW 250 05~55120~10 25~51

554670 ECP1-5GN 250 05~55120~10 25~51 250 pcs / BG
554686 ECP1-6BE 250 05~55120~10 25~51
554692 ECP1-7VT 250 05~55120~10 25~51

554709 ECP1-8GY 250 0.5~55|20~10 25~51
554715 ECP1-9WE 250 0.5~55|20~10 25~51
556935 ECP1WE-250(00L) | 0.5~5.5 |20~ 10 25~51

White
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White
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