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Precision Micrometers
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 DIN 863 

and sleeve matt chrome finish

mm mm ø mm mm

A

mm

B

mm

D

mm

L

mm mm

0 - 25 0.01 18 0.5 6 24 3.0 32 0.004 0.170 2394000

25 - 50 0.01 18 0.5 8 32 3.0 57 0.004 0.270 2394001

50 - 75 0.01 18 0.5 8 45 3.0 82 0.005 0.340 2394001

75 - 100 0.01 18 0.5 8 57 3.0 107 0.005 0.440 2394001

100 - 125 0.01 18 0.5 8 70 3.0 133 0.006 0.640 2394002

125 - 150 0.01 18 0.5 8 82 3.0 158 0.006 0.890 2394002

150 - 175 0.01 18 0.5 8 95 5.5 183 0.007 1.100 2394002

175 - 200 0.01 18 0.5 8 107 5.5 209 0.007 1.230 2394002

inch inch ø mm mm

A

mm

B

mm

D

mm

L

mm mm

0 - 1 0.0001 18 0.5 6 24 3.0 32 0.004 0.170 2394000

1 - 2 0.0001 18 0.5 8 32 3.0 57 0.004 0.270 2394001

2 - 3 0.0001 18 0.5 8 25 3.0 82 0.005 0.340 2394001

3 - 4 0.0001 18 0.5 8 57 3.0 107 0.005 0.440 2394001

 DIN 863 

and sleeve matt chrome finish

DIN
WARRANTY

2 YEARS

DIN
WARRANTY

2 YEARS


