
POWER TOOL ACCESSORIES

SDS Concrete Drill Bit Set of 7

SDS Chisel Bit - Point

SDS Chisel Bit Flat - 20mm

a

SDS Chisel Bit Flat - 40mm

a

Concrete Drill Bits SDS-Plus - Full Range Display



SAWING & CUTTING

HACKSAWS

Hacksaw - Quick Change

a

Hacksaw - Heavy Duty

a

Hacksaw Blades

a a

Hacksaw Blades Display



Fires half round staples for use on low voltage cable max 7.5mm 

diameter (interchangeable with Arrow T25).

T6227 7.5mm 3

High quality steel cable staples, galvanised for corrosion protection 

- to suit C.K T6227 cable tacker.

495021 7.5 x 10mm 10

495022 7.5 x 14mm 10

Fires half round staples for use on telecom data cable 

max 4.8mm diameter.

T6228 4.8mm 3

High quality telecom cable staples, galvanised for corrosion 

Telecom cable tacker.

495024 4.8 x 10mm 10

CONTENTS: 

4 x Staple & nail guns. 3 x boxes of square staples, 

sizes: 8, 10, 12 & 14mm.

T6222-LS Stock & stand 1

CONTENTS: 

2 x Low voltage cable tacker. 2 x telecom cable tacker. 3 x boxes of 

half round cable staples, sizes: 10 & 14mm. 7 x boxes of half round 

telecom staples, size: 10mm.

T6224-LS Stock & stand 1
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Drop forged high carbon steel head - hardened & tempered for 

superior strength and durability. Black lacquered to protect against 

corrosion. Tough hickory shaft for durability. Cross pein for easy 

starting of small nails & pins.

T4204 06 171g (6oz) 3

T4204 08 227g (8oz) 3

T4204 10 284g (10oz) 3

Drop forged high carbon steel head - hardened & tempered for 

superior strength and durability. Black lacquered to protect against 

corrosion. Tough hickory shaft for durability. Cross pein for easy 

starting of small nails & pins.

T4203 114g (4oz) 3

Drop forged high carbon steel head - hardened & tempered for 

superior strength and durability. Black lacquered to protect against 

corrosion. Traditional ash shaft for strength.

356002 300g (10 1/2oz) 12

356003 400g (14oz) 3

Drop forged high carbon steel head - hardened & tempered for 

superior strength and durability. Black lacquered to protect against 

corrosion. Traditional ash shaft for strength.

356001 200g (7oz) 12

Drop forged high carbon steel head - hardened & tempered for 

superior strength and durability. Black lacquered to protect against 

corrosion. Traditional ash shaft for strength.

T4227A 0100 100g (3 1/2oz) 12

T4227A 0200 200g (7oz) 12

T4227A 0300 300g (10 1/2oz) 12

T4227A 0500 500g (17 1/2oz) 12

T4227A 1000 1000g (35oz) 6
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Sabretooth Plasterboard Saw

PLASTERBOARD SAWS

Plasterboard Saw

1  For fast cutting 

of plasterboard, 

wood and plastic

2  Supplied with a 

protective tooth guard 

for safe storage 

3  Triple ground ‘turbo cut’ 

teeth for improved 

cutting performance

4  Rigid 1.5mm premium 

grade SK5 steel blade

5  Cushion grip handle 

with anti-slip horns 

for increased comfort, 

control and safety

SABRETOOTH 

PLASTERBOARD SAW

Sabretooth Wood Saws Dump Bin
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ESD & PRECISION

950 Soldering Iron

High quality, heavy duty construction for professional use.  

solder. Replacement tip sets for C.K soldering irons contain one 

pointed and one chisel end.

a

495009 soldering iron 25W 3-pin plug 1

495010 soldering iron 40W 3-pin plug 1

495011 soldering iron 25W 2-pin plug 1

495012 soldering iron 40W 2-pin plug 1

495013 - Spare tip set for 25W 1

495014 - Spare tip set for 40W 1

SOLDERING OTHER

6103A ESD Desoldering Tool

High capacity pump with 14.5cm3 volume. Body made from antistatic 

turning the spring around.

a

T6103A 210mm 8 1/4” Desoldering tool 6

T6104A - Spare nozzle 6

2371 ESD PLCC Extractor

For PLCC-components (20-124 pins). Fully ESD compliant for safe use 

on sensitive electronic components. Hardened stainless steel hooks. 

Self opening for repetitive action. Non overlapping handles.

T2371 100mm 4” 6

1123 ESD Ball Pen

Z1123 1

1355 Magnetic Pickup/Pen

T1355 12



EN 60900, VDE0682/201, ASTM-F 1505, ISO 2380-2, DIN ISO 8764

EN 60900, VDE0682/201, ASTM-F 1505, DIN ISO 8764
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EN 60900, VDE0682/201, ASTM-F 1505, DIN ISO 8764
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EN 60900, VDE0682/201, ASTM-F 1505, ISO 2380-2
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SDS-Plus Concrete Drill Bits

Tungsten carbide tipped with optimized geometry for drilling 

designed for optimum debris removal. SDS-Plus shank. 

a a

STANDARD - - - -

T3120 0511 5mm 48mm 110mm 5

T3120 0516 5mm 90mm 160mm 5

T3120 05511 5.5mm 48mm 110mm 5

T3120 05516 5.5mm 90mm 160mm 5

T3120 0611 6mm 48mm 110mm 5

T3120 0616 6mm 90mm 160mm 5

T3120 0621 6mm 140mm 210mm 5

T3120 06516 6.5mm 90mm 160mm 5

T3120 0716 7mm 90mm 160mm 5

T3120 0816 8mm 90mm 160mm 5

T3120 0821 8mm 140mm 210mm 5

T3120 0826 8mm 185mm 260mm 5

T3120 0845 8mm 350mm 450mm 5

T3120 1016 10mm 90mm 160mm 5

T3120 1021 10mm 140mm 210mm 5

T3120 1026 10mm 185mm 260mm 5

T3120 1045 10mm 350mm 450mm 5

T3120 1215 12mm 90mm 160mm 5

T3120 1221 12mm 140mm 200mm 5

T3120 1225 12mm 180mm 260mm 5

T3120 1245 12mm 350mm 450mm 5

T3120 1425 14mm 180mm 260mm 5

T3120 1445 14mm 350mm 450mm 5

T3120 1630 16mm 250mm 310mm 5

T3120 1645 16mm 350mm 450mm 5

T3120 1830 18mm 250mm 310mm 5

T3120 1845 18mm 350mm 450mm 5

T3120 2030 20mm 250mm 310mm 5

T3120 2045 20mm 350mm 450mm 5

T3120 2545 25mm 350mm 450mm 5

EXTRA LONG - - - -

T3120 12100 12mm 950mm 1000mm 5

T3120 16100 16mm 950mm 1000mm 5

T3120 20100 20mm 950mm 1000mm 5

T3120 25100 25mm 950mm 1000mm 5

MASONRY DRILL BITS

 C.K high performance masonry bits are manufactured 
 

performance and conform to relevant international 
standards.
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