
Analogue callipers dialMax Reading 0.1 mm
(27082) 150 mm

Wiha Werkzeuge GmbH
Obertalstraße 3-7
78136 Schonach

E-Mail: info.de@wiha.com
Tel.:+49 (0)7722 959-0

Article No.: 27082

GTIN: 4010995270827

Unit: Piece

Material: Non-metallic high-tech material with 50% fibre-glass content. 
Scale: Dial, diameter 35 mm.
Reading: 0.1 mm; 1 dial rotation represents 10 mm.
Application: For outside, inside and depth measurements.
Extra: Impact resistant dial can be recalibrated to zero.



Weight 104 g

Measurement capacity
[mm]

150 mm

Measurement capacity in
Inch

6 "

Serie 411 210 2

Anwendungsszenarien For outside, inside and depth measurements.

Customs tariff number 90173000

Product group 27082


