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400092

Article Number 400092

Model LED-Strip

Shape Strip
Manufacturer Miller-Licht
Brand MULLER-LICHT
Size 5000 mm

Net weight 615 g

85437090990

Disposal obligation E\(

ElektroG

Customs tariff number

Installed batteries 1
Operating voltage 230V
Nominal power intake 24 W
Rated power intake 24 W
Nominal service life 10,000 h

http://www.mueller-licht.de/_tool-gesamt_/index.php?Artikel=400092&L=en
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Rated service life 10,000 h
Nominal grid frequency 50 Hz
Nominal current 245 mA

Type of power AC

Energy efficiency class C

Elect. power factor 0.430
Weighted power consuption 24kWh/1000h
Ignition time 0.500 s

Switching cycles until outage 9,000 x

Premature outage rate 1000h 9%

Service life factor 6000h 0.900
Dimmable nein
Special article ja

Beleuchtung fir Show-Effekte. nicht zur Verwendung in

Special product anderen Anwendungen

Nominal light current 320 Im
Rated light current 360° 320 Im
Rated light yield initial 13.33lm/W
Light color RGB
Colour consistency initial 6

— i 0
Warm up time to 60% max. 50% < 1s
light current
Lumen maintenance factor
6000h BLD 0800
Lumen maintenance factor 0700

NLD
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Photometric coding
Packaging type
Packaging unit
Barcode

Inner box number VE
Inner box barcode
Transport box number VE
Transport box barcode
IP protection class
Schutzart

ballast used

Enthdlt eingebaute LED-
Lampen

Category

Description

400092

000 / 609

Box

1
4018412326560
4
4018412326577
16
4018412326584
20

Vi

XY-1202000-E

ja

MULLER

LICHT 400092

omr

T

Diese Leuchte enthalt
eingebaute LED-Lam-
pen.

werden.

Die Lampen konnen in der
Leuchte nicht ausgetauscht

874/2012

LED Strip

246W 230V RGB 5m 150LED
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