
RS Stock number 457-037 

Specifications: 
 
 

*Value applying at rated voltage (DC) 

Rated voltage: 5VDC 

Operating voltage 4-7VDC 

Rated current:* ≤30mA 

Sound output at 30cm:* ≥88dB 

Resonant frequency: 2400±400Hz 

Tone: Continuous 

Operating temperature: -20ºC to +70ºC 

Storage temperature: -30ºC to +80ºC 

Weight: 2g 

Drive Type: Internal 

Leads: Flying lead connections 

Mounting: Square cased surface mounting 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 
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Dimensions: 
 
 
 

Dimensions Unit: mm 

Tolerance: ±0.5mm 
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