
467 - INCH STANDARD RATCHET COMBINATION WRENCHES

References :

References A ["] B [mm] B1 [mm] E [mm] L [mm] [g]

467.1/4 1/4 14,5 14 4 128 30

467.5/16 5/16 16,7 17 4,3 140 30

467.11/32 11/32 18,7 18,6 4,5 149 40

467.3/8 3/8 20,8 20,2 5 158 50

467.7/16 7/16 23 22 5,3 165 60

467.1/2 1/2 26,8 25,5 6,1 178 90

467.9/16 9/16 29 26,9 6,5 190 110

467.5/8 5/8 33 29,8 7,1 208 140

467.11/16 11/16 35,5 31,8 7,5 225 170

467.3/4 3/4 39,4 34 8,6 247 230

467.7/8 7/8 45,8 40,1 9 287,8 340

467.15/16 15/16 51,8 46,5 10 321 480

Description :

• Also exists in mm.

• Standard ratchet combination wrenches: for all current 
applications.
• Compact ratchet mechanism and reversible by lever.

• Increment 5° (7.5° for dimension 1/4" ; 6° for dimensions 
5/16" and 11/32").
• Ring head angled at 15°.

• Open end head angled at 15°.

• Inch sizes: 1/4" to 15/16".

• Presentation: satin chrome finish.
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